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Description

Features
 60V/40A

RDS(ON)= 16.0mΩ(typ.)@VGS = 10V

RDS(ON)= 19.8mΩ(typ.)@VGS = 4.5V

 100% Avalanche Tested

 Reliable and Rugged

 HalogenFree andGreenDevices Available

(RoHS Compliant)

Applications

 PowerManagement for DC/DC

 Switching application

Package

Electrical Characteristics(Tc =25°C Unless OtherwiseNoted)

Symbol Parameter Test Conditions
HYG210N06LA1

Unit
Min Typ. Max

Static Characteristics
BVDSS Drain-Source Breakdown Voltage VGS=0V,IDS=250μA 60 - - V

IDSS Drain-to-Source Leakage Current
VDS=60V,VGS=0V - - 1 μA

TJ=125°C - - 50 μA
VGS(th) Gate Threshold Voltage VDS=VGS, IDS=250μA 1.1 1.6 2.1 V
IGSS Gate-Source Leakage Current VGS=±20V,VDS=0V - - ±100 nA

RDS(ON)* Drain-Source On-State Resistance
VGS=10V,IDS=20A - 16.0 21.5

mΩ
VGS=4.5V,IDS=20A - 19.8 26.5

Diode Characteristics
VSD* Diode Forward Voltage ISD=20A,VGS=0V - 0.86 1.26 V
trr Reverse Recovery Time

ISD=20A,dISD/dt=100A/μs
- 13 ns

Qrr Reverse Recovery Charge - 7.8 nC

FM6040K
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Electrical Characteristics (Cont.) (Tc =25°C UnlessOtherwiseNoted)

Symbol Parameter Test Conditions
HYG210N06LA1

Unit
Min Typ. Max

Dynamic Characteristics
RG Gate Resistance VGS=0V,VDS=0V,F=1MHz - 4.8 - Ω
Ciss Input Capacitance VGS=0V,

VDS= 25V,
Frequency=1.0MHz

- 1345 -
pFCoss Output Capacitance - 98 -

Crss Reverse Transfer Capacitance - 64 -
td(ON) Turn-on Delay Time

VDD= 30V,RG=2.5Ω,IDS=
20A,VGS= 10V

- 8.2 -

ns
Tr Turn-on Rise Time - 38.6 -

td(OFF) Turn-off Delay Time - 24 -
Tf Turn-off Fall Time - 61 -

Gate Charge Characteristics
Qg(10V) Total Gate Charge

VDS =48V, VGS=10V，ID=20A

- 28 -

nC
Qg(4.5V) Total Gate Charge - 12.5 -

Qgs Gate-Source Charge - 5,2 -
Qgd Gate-Drain Charge - 5.9 -

Note: *Pulse test，pulse width ≤ 300us，duty cycle ≤ 2%

Absolute Maximum Ratings

Symbol Parameter Rating Unit

Common Ratings (Tc=25°C Unless Otherwise Noted)

VDSS Drain-Source Voltage 60 V

VGSS Gate-Source Voltage ±20 V

TJ Junction Temperature Range -55 to 155 °C

TSTG Storage Temperature Range -55 to 155 °C

IS Source Current-Continuous(Body Diode) Tc=25°C 40 A

Mounted on Large Heat Sink

IDM Pulsed Drain Current * Tc=25°C 90 A

ID Continuous Drain Current
Tc=25°C 40 A

Tc=100°C 27.5 A

PD Maximum Power Dissipation
Tc=25°C 62.8 W

Tc=100°C 30.3 W

RJC Thermal Resistance, Junction-to-Case 2.48 °C/W

RJA Thermal Resistance, Junction-to-Ambient ** 118 °C/W

EAS Single Pulsed-Avalanche Energy *** L=0.5mH 96 mJ

Note: * Repetitive rating；pulse width limited by max. junction temperature.
** Surface mounted on FR-4 board.
*** Limited by TJmax , starting TJ=25°C, L = 0.5mH, RG= 25Ω,VGS =10V.
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Typical Operating Characteristics

Figure 1: Power Dissipation Figure 2: Drain Current

Tc-Case Temperature(℃) Tc-Case Temperature(℃)

Figure 3: Safe Operation Area Figure 4: Thermal Transient Impedance

VDS-Drain-Source Voltage(V) MaximumEffective Transient
ThermalImpedance, Junction-
to-Case

Figure 5: Output Characteristics Figure 6: Drain-Source On Resistance

VDS-Drain-Source Voltage (V) ID-Drain Current(A)
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Typical Operating Characteristics(Cont.)
Figure 7: Capacitance Characteristics Figure 8: Gate Charge Characteristics

VDS-Drain-Source Voltage (V) QG-Gate Charge (nC)

Avalanche Test Circuit

Switching Time Test Circuit
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Gate Charge Test Circuit
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TO-252 Package Information
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