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DATA SHET

ANTHSULFURATED CHIBTREE

AF series
5%.,1% 0.5%
sizes 0201/0402/0603/0805/1206/1210/1218/2010/2512

RoHS compliant & Halogen free
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YAGEO , Phicomp

Product specification 2

| Chip Resistor Stlace Mount | AF | serie

SCOPE

This specification describes
AF®01to AF2512chip resistors
with antisulfuration capabilities.

APPLICATIONS
Industrial Equipment

- Power Application

- Networking Application

- High-end Computer &
Multimedia Electronics in higt
sulfur environment

- Automotive electronics

FEATURES

- AEC-Q200 qualified

- Superior resistance against
sulfur containing atmosphere

- Halogen free product and
production

- RoHS compliant

- Reduces environmentally
hazardous waste

- High component and
equipment reliability

- Saving of PCB space

- Moisture sensitivity level:
MSL 1
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0201 to 2512

ORDERING INFORMATION - GLOBAL PART NUMBER

Part number is identified by the series name, size, tolerance, packa
type, temperature coefficient, taping reel and resistance value.

GLOBAL PART NUMBER

®m @6 @6 6 ® O

(1) sIzE
0201/0402/0603/0805/1206/1210/1218/2010/2512

(2) TOLERANCE
D=+0.3%
F=+1%
J = +5%(for jumper ordering, usmde of J)

(3) PACKAGING TYPE
R = Paper taping reel

K = Embossed plastic tape reel

(4) TEMPERATURE COEFHAEBIT OF RESISTANCE

& = Base on spec

(5) TAPING REEL

07 = 7 inch dia. Reel
13 = 13 inch dia. Reel

(6) RESISTANCE VALUE

There are 2~4digits indicated the resistance value. Letter R/K/M is decimal poir

Detail ed
number 6.

resistance rules are disp
(7) DEFAULT CODE

Letter L is system default code for ordering 619

Resistance rule of global part
number

ORDERING EXAMPLE
The ordering code for an AF040:

Resistance coding rule Exampl . . s
g P chip resistor,value 100 K with
XRXX 1IR=1N +1% tolerance, supplied inich
(110 9.76R) 1R5=1.5N tape reel with 10Kpcs quantity i
' 9R76 = 9.76N AF0402FR07100KL.

XXRX 10R = 10N NOTE
(10 to 97.6N) 97R6 = 97.0N 1. All our RChip products are RoHS
XXXR N compliant and Halogen free. "LFP" of

. 100R = 100N
(100 to 976N ) internal 2D reel label states "Ledtdee
XKXX 1K = 1,000N Process”
(1t09.76 W) 9K76 = 976N 2. On customized label, "LFP" or specifit
XMXX 1M = 1.000 00(N symbol can be printed
(1t09.76 MN) 9M76= 9,760,000
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MARKING
AF0201 / AP402

I No marking

Fig. 1

AF0603 / AF0805 / AR206 / AF1210 / AF2M / AF2512

103 E24 series: 3qdigits, N5%, O10
First two digits for significant figure and 3rd digit for number of zeros
Fig.2 Value=10 N

AF0603

ZHO E-24 series: 3 digits, 1%

- One short bar under marking letter
Fig.3 Value = 24N

E-96 series: 3 digits, £1%
First two digits for E96 marking rule and 3rd letter for number of zeros
“-Fig.4 Value=12.4K

AF0805 / AF1206 / AR210 / AF2010 / AF2Z®2

Both E24 and E96 series: 4 digits, £+1%

) First three digits for significant figure and 4th digit for numberzefos
Fig.5 Value=10 N

AF1218

E-24 series: 3 digits, 3%
First two digits forsignificant figurend 3rddigit for number of zeros
Fig6 Value =10 Kl

Both E-24 and E96 series:4 digits, 1%

Firstthree digits forsignificant figurand4th digit for number of zeros
Fig.7 Value =10 Kl

NOTE

For furthermar ki ng i nformation, please see speci al data sheet o0C
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