Technology Request:
1.0utlook:No burr, no hurt.
2.Electronic performance:
a:Insulation resistance: Above DC500V/100MQ:
b:Endure voltage:AC500V at 1 minute;
c:Contact resistance:Under 30mQ;
3.Insertion force & withdrawal force:0.3-3kgf.
25,6401 4.Salt spray test:24H.
— 0.1y A 5.Meet RoHS.

6.Remork * is important specificotion.
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