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3.1 TYPE C

U263-24XN-4BQC17-X

SIGNAL NAMEPIN

GNDA12

SIGNAL NAMEPIN

GNDB1
SSRXP2A11 SSTXP2B2
SSRXN2A10 SSTXN2B3
VBUSA9 VBUSB4
SBU1A8 CC2B5
DN1A7 DP2B6
DP1A6 DN2B7
CC1A5 SBU2B8

VBUSA4 VBUSB9
SSTXN1A3 SSRXN1B10
SSTXP1A2 SSRXP1B11
GND A1 GNDB12

U263-24XN-4BQC17-X

1:AU 1U''Min
3:AU 3U''Min
5:AU 5U''Min
10:AU 10U''Min
15:AU 15U''Min
30:AU 30U''Min

H
1 8.75

2 9.25

3 10.00

4 10.40

1:PBT
2:PA6T
3:PA9T
4:LCP

W:WHITE
B:BLACK
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SECTION A-A
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RECOMMENDED  PCB  LAYOUT(TOP  VIEW)
THICKNESS  1.5±0.10MM;DEFAULT  TOLERANCE:±0.05


