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4 3 19.05 31.05 35.05 29.05 Y 2-1903328-4
6-1903328-4

4 3 19.05 31.05 35.05 29.05 X 1-1903328-4
5-1903328-4

3 2 12.70 24.70 28.70 22.70 Y 2-1903328-3
6-1903328-3

3 2 12.70 24.70 28.70 22.70 X 1-1903328-3
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2 1  6.35 18.35 22.35 16.35 X 1-1903328-2

POS n A B C D KEY LOCATION KEY PART NUMBER

 1.MATERIAL:HOUSING:GLASS FILED THERMO PLASTIC
                    POLYESTER(94V-0),COLOR:BLACK
            CONTACT:COPPER ALLOY
            RETENTION LEG:COPPER ALLOY

.FINISH(ALL OVER):NICKEL PL. 1.3 mMIN

.FINISH(CONTACT AREA):GOLD PL. 0.38 mMIN AFTER

.FINISH(CONTACT TAIL & RETENTION LEG)

                       :TIN PL. 2 mMIN AFTER

         :       (     )
    PC   :1.6~2.4�#�0.1 

RECOMMEND PC BOARD HOLE PATTERN
:CONNECTOR MOUNT SIDE(NOT ACCUMULATE TOLERANCE)
PC BOARD THICKNESS : 1.6~2.4�#�0.1
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AS SHOWN : 1-1903328-4(4POS:X-KEY)
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SEQUENTIAL ITEM

SEQUENTIAL CONTACT
:ONLY CIRCUIT NO.1

OUTLINE OF HDR HOUSING
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