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Rating: 400mA 32VAC \100mA 50VDC
125mA 125VAC
Contact Resistance: 50mQ MAX.

Insulation Resistance: 100MQ min.at 500VDC

Dielectric Strength: 1000 VAC rms.
Electrical life: 50,000 cycles
Operating Temperature: -20°C~80°C
Operating Pressure:2~5N

Operating Stroke:1.5~2.5mm
Protection Grade:IP65
Soldering:300°C max.for 5 seconds

JQ S Function:(ON)-OFF
T T MATERIAL:
| Cover:Nylon66,UL rated:94V-2 min
— Base:Nylon66,UL rated:94V-2 min
) o Terminal:Brass,
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