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SPECIFICATION
1.Rating:DC 12V 50mA Max

7:|_|__|_|: in 0 '|_ B 2. Contact resistance: 100mQ MAX
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! ! 2-0.35 \@) 0-0.05 _|_ 4.Dielectric strength: 250VAC/min
34 5.0perating force: 180gf+50gf

6. Operating life: 50,000 cycles (5V 5mA, 1 QMax)
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