
.

     IEC60384-9-2015
    GD/T5968-2011

    -25~+125

4

: HGT        3A            S           680          J             H          2          B            5             W

4.1

HGK

HGT

HGR

4.2

3A DC 1KV

3D DC 2KV

3F DC 3KV

3G DC 4KV

3H DC 5KV

3J DC 6KV

3N DC 8KV
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4.3

S

C

YL

B

E

F

R

X

4.4

4.5

J

K

M

Z

4.6

4.6.1 ( :A)

A2/B2 A3/B3 A4/B4 A5/B5

5 7.5 10 12.5

Page:2

Y5U +20%~-55%

Y5V +30%~-80%

+350~-

-20%~+80%

100

101

681

100

680

10

NPO

33

Y5P

Y5R

X7R

NO:WM-TEAS-014C00

SL

YL

330

-55~12

e(mm) 4.0 max

F(mm)

L(mm)

d(mm) 0.5/0.55



4.6.2 ( :D C )

C2/D2 C3/D3 C4/D4 C5/D5

5 7.5 10 12.5

4.6.3 ( :F E )

E2/F2 E3/F3 E4/F4 E5/F5

5 7.5 10 12.5

4.6.4 ( G H )

G2/H2 G3/H3 G4/H4 G5/H5

5 7.5 10 12.5

Page:3

NO:WM-TEAS-014C00

F(mm)

L(mm)

d(mm) 0.5/0.55

A0(mm) 4.0 max

F(mm)

L(mm)

d(mm) 0.5/0.55

A0(mm) 4.0 max

F(mm)

L(mm)

d(mm) 0.5/0.55

A0(mm) 4.0 max



4.6.5 ( :M)

M2 M3 M4

5 7.5 10

2.6 2.6 3.3

1.25 1.25 1.65

1.65 1.65 1.95

4.6.6 A :P Q )

P2/Q2 P3/Q3 P4/Q4 P5/Q5

5 7.5 10 12.5

4.7

2

3

4

5

5

---

W
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NO:WM-TEAS-014C00

F(mm)

H(mm)

P1(mm)

P2(mm)

A(mm)

L(mm)

d(mm) 0.5/0.55

F(mm)

L(mm)

d(mm) 0.5/0.55

e(mm) 4.0 max

(mm)

15.0

B ---

A 12.7

C 25.4

D

E 30.0

15 min

R 12.7



5

(1)

(2) S SL B Y5P R Y5R X X7R E Y5U F Y5V

(3) 100pF , 22=22pF.100pF 3 :  222=2200pF

(5) 1KV 2KV 3KV 5KV 6KV 8KV

(6)12243 
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NO:WM-TEAS-014C00

2.

3.

4.

5.

100PF

1.

(4 J±5% K±10% M±20% Z-20%~+80%

100PF

1.

2.

3.

4.

6.



6.1 :a. :15~35  b. :45~75% c. :86~106

     ( , :a. 25±2  b. :60~70% :86~106 )

6.2
NO
1

3

6

(1)

T.C. -25-85 85-125
R ( 3 )
B 1 2 3 4 5

20±2 -25±3 20±2 85±2 20±2

Page:7

F: 5.0%max

30pF

30pF Q 1000

NO:WM-TEAS-014C00

5

HGR

HGK

HGT

R 0.2%max

B X E 2.5%max
B 0.5%max

7

, .

2

4 1.

, .

(IR)

8

HGT

HGR
+15%~-30%

HGK
B,X :±10%
E :+20%~-55%
F :+30%~-80%

9
, .

(2)

(2)

, .
90

180 . 0.5Kg.

1.0Kg 10±1

DC500±50V 60±5 .

25±2 ,
HGR/HGK: 1±0.2KHz, 1±0.1V(r.m.s) .
HGT: 1±0.2MHz, 1±0.1V(r.m.s) .

25±2 ,
HGR/HGK: 1 0.2KHz, 1 0.1V(r.m.s)

.
HGT: 1±0.2MHz, 1±0.1V(r.m.s) .

-25~+125
1.
2.
1.

.
.

.

:-25~85
NPO 0±60ppm/
SL :+350~-1000ppm/

2.0 ( :DC1KV~
DC3KV), 1.5 (
DC3KV ) 1~5 , 50mA .

(1) ,
1.3KV DC

1~5 .



NO

,
HGT
HGR

HGK

(4)

,

HGT

1~2 .

IR
HGT
HGR

HGK

Page:8

11

350±10

40±2
90~95%RH

500+24,-0

235±5

(D.F)/

(Q )

75%

F:7.5% max

30p F
275+2.5C
30p F 
min

12

270±5
3.5±0.5

(4) 24±2

±2.5%
±10%

B ±5%
X ±7.5%
E ±15%
F ±20%

( )
7.

NO:WM-TEAS-014C00

2±0.5

5±0.5

13

B:±10%
E:±20%
F:±30%
X:±12.5%

HGR
R:0.4% max

±5% 

B:1.0% max

HGK
B/X/E:5.0% max

±10% 

30pF

30pF Q 1000

HGK
B/X/E 2.5%max 10Hz 55Hz 10Hz 60
F: 5.0%max 1.5mm X,Y,Z3 2

,

10

(Q )

HGR
R 0.2%max
B 0.5%max

HGT



NO
,

HGT

IR 1~2 .

HGT
HGR

HGK

,

HGT

50mA .

IR
HGT 1~2 .
HGR

HGK

HGT

1
2
3

HGT/HGR 4

HGK

HGT

HGR

HGK

-25±3

(D.F)/

(Q )

16

+125±5

( )

B,X,E:4.0% max
F:7.5% max

B:±10%;X:±12.5%
E:±20%;F:±30%

±10%

30p F
30p F

R:0.6% max
B:1.0% max

B:±10%;X:±12.5%
E:±20%;F:±30%

±5% 
±10% 

3
30

30

±5%

HGR

HGK

NO:WM-TEAS-014C00

40~50%RH

±5% 
±10% 

1.5

B:±10%;X:±12.5%
E:±20%;F:±30%

IR
1~2 .

1000+48,-0

3

15

R:0.6% max

B:1.0% max

HGK
B/X/E:5.0% max

HGR
(D.F)/

(Q )

14

90~95%RH
500+24,-0

(D.F)/

(Q )

30p F :Q 275+2.5C
30p F :Q 350

HGK
B/X/E:5.0% max

F:7.5% max

HGR
R:0.6% max

B:1.0% max

30p F
30p F 

Page:9

40±2

125±2

F:7.5% max



7.1
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8               NO:WM-TEAS-014C00

  8.1 12.7
 5.0/7.5 mm/ 10mm  A2,A3,D2,D3,F2,F3,G2,G3,P2,P3 

 7.5/10.0mm/ :A3,A4,D3,D4,F3,F4,G3,G4,P3,P4

P
P0

F
P1

P2

D
S

W
W1

H
H0

D0

d
t1

t2

T
L

W0

W2

e
h1

h2

Page:11

A4/D4/F4/G4
25.4

12.7±0.3 12.7±0.3 12.7±0.3 12.7±0.3

A2/D2/F2/G2 A3/D3/F3/G3 A3/D3/F3/G3
12.7 12.7 25.4

5.0±1.0 7.5±1.0 7.5±1.0 10.0±1.0
3.85±0.7 2.6±0.7 8.95±1.0 7.7±1.0
6.35±1.3 6.35±1.3 12.7±1.3 12.7±1.3

4.0±0.2

9.0±0.5
18.0 0.5

0 2.0
N0.6

18±2
18±2

10.0±2
1.5±1.5

3.0 max 

2.0 max

0.5±0.05/0.55±0.05

NO.6
11.0 max

0.6±0.3
2.0 max



8 2 (Pitch:15.0mm)               NO:WM-TEAS-014C00

7.5 mm/10.0mm/ 13mm A3,D3,F3,G3,A4,D4,F4,G4 

G4 Type

 7.5/10.0mm/ :A3,A4,D3,D4,F3,F4,G3,G4

P
P0

F
P1

P2

D
S

W
W1

H
H0

D0

d
t1

t2

T
L

W0

W2

e
h1

h2
2.0 max

Page:12

10.0±2
1.5±1.5

3.0 max 

2.0 max
NO.6

11.0 max

4.0±0.2
0.5±0.05/0.55±0.05

0.6±0.3

9.0±0.5
18±2
18±2

N0.6
0 2.0

18.0 0.5

3.75±0.7 11.25±1.0 10.0±1.0
7.5±1.3 15.0±1.3 15.0±1.3

15±0.3 15±0.3 15±0.3
7.5±1.0 7.5±1.0 10.0±0.7

A3/D3/F3/G3 A3/D3/F3/G3 A4/D4/F4/G4
15 30 15



8.3

8.4

8.5

A

C

R

D

E

Page:13
250500

3000

1500

2000

2500

1000

500

750

NO:WM-TEAS-014C00

all

12.7

15

1000

500

2000

750

750

1500



9.1

9.2 .0

:

11.

    1. , , .

    2. . , .

    3. , , .
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中高壓圓板型陶瓷電容
特性參數

1 .額定電壓:1KV DC

D(max) F±1.0 T(max) d*±0.05
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
9.0 5.0 4.0 0.5
9.0 5.0 4.0 0.5
10.0 5.0 4.0 0.5
11.0 5.0 4.0 0.5
12.0 7.5 4.0 0.5
13.0 7.5 4.0 0.5
14.0 7.5 4.0 0.55
15.0 7.5 4.0 0.55
17.0 7.5 4.0 0.55
18.0 10.0 4.0 0.55
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
9.0 5.0 4.0 0.5
10.0 5.0 4.0 0.5
10.0 5.0 4.0 0.55
11.0 7.5 4.0 0.55
12.0 7.5 4.0 0.55
14.0 7.5 4.0 0.55
18.0 7.5 4.0 0.55
6.5 5.0 4.0 0.5
6.5 5.0 4.0 0.5
6.5 5.0 4.0 0.5
6.5 5.0 4.0 0.5
6.5 5.0 4.0 0.5
6.5 5.0 4.0 0.5
7.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
9.5 5.0 4.0 0.5
10.0 7.5 4.0 0.5
14.0 7.5 4.0 0.55
14.0 7.5 4.0 0.55
17.0 10.0 4.0 0.55
17.0 10.0 4.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%),Z(-20%~+80%)

         

HGK3AE203○□□□ 20000

1KV DC F/Y5V
4700
5600
6800

2200
2700
3300

M,Z

1KV DC B/Y5P

1KV DC E/Y5U

K,M

M,Z

10000

22000

33000

3900

1000
1200
1500
1800

6800
10000

22000

3300
3900
4700
5600

1500
1800
2200
2700

8200
10000
1000
1200

3900
4700
5600
6800

HGK3AF333○□□□

HGK3AE223○□□□

1000
1200
1500
1800
2200
2700
3300

HGK3AF682○□□□
HGK3AF103○□□□

HGK3AF223○□□□

HGK3AF332○□□□
HGK3AF392○□□□
HGK3AF472○□□□
HGK3AF562○□□□

HGK3AF203○□□□

HGK3AF152○□□□
HGK3AF182○□□□
HGK3AF222○□□□
HGK3AF272○□□□

HGK3AB103○□□□

HGK3AE103○□□□

HGK3AF102○□□□
HGK3AF122○□□□

HGK3AE472○□□□
HGK3AE562○□□□
HGK3AE682○□□□

HGK3AE222○□□□
HGK3AE272○□□□
HGK3AE332○□□□
HGK3AE392○□□□

HGK3AE102○□□□
HGK3AE122○□□□
HGK3AE152○□□□
HGK3AE182○□□□

HGK3AB472○□□□
HGK3AB562○□□□
HGK3AB682○□□□
HGK3AB822○□□□

HGK3AB222○□□□
HGK3AB272○□□□
HGK3AB332○□□□
HGK3AB392○□□□

HGK3AB102○□□□
HGK3AB122○□□□
HGK3AB152○□□□
HGK3AB182○□□□

HGK3AB821○□□□

HGK3AB181○□□□
HGK3AB221○□□□

HGK3AB101○□□□
HGK3AB121○□□□
HGK3AB151○□□□

HGK3AB391○□□□
HGK3AB471○□□□
HGK3AB561○□□□
HGK3AB681○□□□

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

廈 門 萬 明 電 子 有 限 公 司

820

270

100
120

680

330

560

150

HGK3AB271○□□□

HGK3AF303○□□□

20000

30000

NO:WM-S08-003B04

HGK3AB331○□□□
390
470

180
220

尺寸(mm)



中高壓圓板型陶瓷電容

2 .額定電壓:2KV DC

D(max) F±1.0 T(max) d*±0.05
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
9.0 5.0 5.0 0.55
9.0 5.0 5.0 0.55
10.0 7.5 5.0 0.55
11.0 7.5 5.0 0.55
11.0 7.5 5.0 0.55
13.0 10.0 5.0 0.55
14.5 10.0 5.0 0.55
15.0 10.0 5.0 0.55
17.0 10.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
8.0 7.5 5.0 0.55
10.0 7.5 5.0 0.55
10.0 7.5 5.0 0.55
11.0 7.5 5.0 0.55
11.0 7.5 5.0 0.55
14.0 10.0 5.0 0.55
15.0 10.0 5.0 0.55
18.0 10.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
8.0 7.5 5.0 0.55
9.0 7.5 5.0 0.55
10.0 7.5 5.0 0.55
11.0 7.5 5.0 0.55
13.0 10.0 5.0 0.55
18.0 10.0 5.0 0.55
18.0 10.0 5.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%),Z(-20%~+80%)

HGK3DF203○□□□ 20000
HGK3DF103○□□□

2KV DC E/Y5U

HGK3DF102○□□□

HGK3DF682○□□□

HGK3DF152○□□□
HGK3DF182○□□□
HGK3DF222○□□□

M,Z

2KV DC F/Y5V M,Z

10000
6800
4700

6800
10000
1000

HGK3DF332○□□□
HGK3DF392○□□□
HGK3DF472○□□□

1800
2200
3300
3900

1500

3300
3900
4700
5600

1500
1800
2200
2700

HGK3DB472○□□□

2KV DC

1000
1200
1500
1800

B/Y5P

HGK3DB222○□□□
HGK3DB272○□□□
HGK3DB332○□□□

HGK3DE102○□□□
HGK3DE122○□□□
HGK3DE152○□□□
HGK3DE182○□□□

HGK3DE562○□□□
HGK3DE682○□□□
HGK3DE103○□□□

HGK3DE222○□□□
HGK3DE272○□□□
HGK3DE332○□□□
HGK3DE392○□□□
HGK3DE472○□□□

K,M

3900
4700

680

150
180
220
270

100
120

HGK3DB392○□□□

HGK3DB102○□□□
HGK3DB122○□□□
HGK3DB152○□□□
HGK3DB182○□□□

22000

330
390
470
560

2200
2700
3300

1000
1200

NO:WM-S08-003B04

廈 門 萬 明 電 子 有 限 公 司

HGK3DB271○□□□

HGK3DF223○□□□

820

HGK3DB331○□□□
HGK3DB391○□□□
HGK3DB471○□□□
HGK3DB561○□□□

尺寸(mm)
品名

溫度特
性

靜電容量(pF) 許容差額定電壓

HGK3DB821○□□□

HGK3DB181○□□□
HGK3DB221○□□□

HGK3DB101○□□□
HGK3DB121○□□□
HGK3DB151○□□□

HGK3DB681○□□□



中高壓圓板型陶瓷電容

3 .額定電壓:3KV DC

D(max) F±1.0 T(max) d*±0.05
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
10.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
12.0 10.0 6.0 0.55
13.0 10.0 6.0 0.55
14.0 10.0 6.0 0.55
15.0 10.0 6.0 0.55
17.0 10.0 6.0 0.55
18.0 10.0 6.0 0.55
19.0 10.0 6.0 0.55
8.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
10.0 7.5 6.0 0.55
10.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
12.0 7.5 6.0 0.55
13.0 7.5 6.0 0.55
15.0 10.0 6.0 0.55
16.0 10.0 6.0 0.55
19.0 10.0 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
12.0 10.0 6.0 0.55
15.0 10.0 6.0 0.55
21.0 10.0 6.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%),Z(-20%~+80%)

HGK3FB821○□□□

HGK3FB181○□□□
HGK3FB221○□□□

HGK3FB101○□□□
HGK3FB121○□□□
HGK3FB151○□□□

HGK3FB681○□□□

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

NO:WM-S08-003B04

廈 門 萬 明 電 子 有 限 公 司

HGK3FB271○□□□

HGK3FF223○□□□

820

HGK3FB331○□□□
HGK3FB391○□□□
HGK3FB471○□□□
HGK3FB561○□□□

尺寸(mm)

22000

330
390
470
560

2200
2700
3300

1000
1200

HGK3FB392○□□□

HGK3FB102○□□□
HGK3FB122○□□□
HGK3FB152○□□□
HGK3FB182○□□□

K,M

3900
4700

680

150
180
220
270

100
120

HGK3FE562○□□□
HGK3FE682○□□□
HGK3FE103○□□□

HGK3FE222○□□□
HGK3FE272○□□□
HGK3FE332○□□□
HGK3FE392○□□□
HGK3FE472○□□□

HGK3FE102○□□□
HGK3FE122○□□□
HGK3FE152○□□□
HGK3FE182○□□□

HGK3FB472○□□□

3KV DC

1000
1200
1500
1800

B/Y5P

HGK3FB222○□□□
HGK3FB272○□□□
HGK3FB332○□□□

1500
1800
2200
2700
3300
3900
4700
5600
6800
10000
1000
1500
1800
2200
3300
3900
4700

HGK3FF332○□□□
HGK3FF392○□□□
HGK3FF472○□□□
HGK3FF682○□□□

HGK3FF152○□□□
HGK3FF182○□□□
HGK3FF222○□□□

HGK3FF103○□□□

3KV DC E/Y5U M,Z

3KV DC F/Y5V M,Z

10000
6800

HGK3FF102○□□□



中高壓圓板型陶瓷電容

4 .額定電壓:4KV DC /6KV DC

D(max) F±1.0 T(max) d±0.05
8.0 10.0 6.0 0.55
8.0 10.0 6.0 0.55
8.0 10.0 6.0 0.55
8.0 10.0 6.0 0.55
9.0 10.0 6.0 0.55
10.0 10.0 6.0 0.55
12.0 10.0 6.0 0.55
9.0 10.0 6.0 0.55
11.0 10.0 6.0 0.55
12.0 10.0 6.0 0.55
14.0 10.0 6.0 0.55
17.0 10.0 6.0 0.55
8.0 10.0 6.0 0.55
8.5 10.0 6.0 0.55
9.0 10.0 6.0 0.55
11.0 10.0 6.0 0.55
12.0 10.0 6.0 0.55
17.0 10.0 6.0 0.55
8.0 10.0 7.0 0.55
8.0 10.0 7.0 0.55
9.0 10.0 7.0 0.55
9.0 10.0 7.0 0.55
9.0 10.0 7.0 0.55
11.0 10.0 7.0 0.55
13.0 10.0 7.0 0.55
9.0 10.0 7.0 0.55
10.0 10.0 7.0 0.55
12.0 10.0 7.0 0.55
13.0 10.0 7.0 0.55
17.0 10.0 7.0 0.55
8.0 10.0 7.0 0.55
9.0 10.0 7.0 0.55
10.0 10.0 7.0 0.55
11.0 10.0 7.0 0.55
13.0 10.0 7.0 0.55
20.0 10.0 7.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%),Z(-20%~+80%)

HGK3GF103○□□□

E/Y5U

F/Y5V

10000

HGK3GF102○□□□

3300
4700

1500
2200

2200

M,Z
HGK3GF152○□□□
HGK3GF222○□□□

HGK3JB101○□□□

6KV DC

HGK3JB151○□□□
HGK3JB221○□□□
HGK3JB331○□□□
HGK3JB471○□□□
HGK3JB681○□□□

3300

B/Y5P

100
150

K,M
220
330
470
680

3300
HGK3JE472○□□□

820

1000
1500

HGK3JB102○□□□

4700
HGK3GF332○□□□
HGK3GF472○□□□

4KV DC

B/Y5P

HGK3JF102○□□□

F/Y5V

1000
HGK3JF152○□□□ 1500
HGK3JF222○□□□ 2200
HGK3JF332○□□□

HGK3JE102○□□□

HGK3GE102○□□□
HGK3GE152○□□□

HGK3JF472○□□□ 4700

1000

4700

E/Y5U

1000
HGK3JE152○□□□ 1500

HGK3JF103○□□□ 10000

M,Z

HGK3GE222○□□□
HGK3GE332○□□□
HGK3GE472○□□□

3300

HGK3JE222○□□□ 2200
HGK3JE332○□□□

K,M

680

150
220

100

330
470

NO:WM-S08-003B04

廈 門 萬 明 電 子 有 限 公 司

820

HGK3GB331○□□□
HGK3GB471○□□□

尺寸(mm)
品名

溫度特
性

靜電容量(pF) 許容差額定電壓

HGK3GB102○□□□

HGK3GB221○□□□

HGK3GB101○□□□
HGK3GB151○□□□

HGK3GB681○□□□



中高壓圓板型陶瓷電容

5 .額定電壓:1KV DC /2KV DC  X7R

D(max) F±1.0 T(max) d*±0.05
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
7.0 5.0 4.0 0.5
8.0 5.0 4.0 0.5
9.0 5.0 4.0 0.5
9.0 5.0 4.0 0.5
10.0 5.0 4.0 0.5
11.0 5.0 4.0 0.5
12.0 7.5 4.0 0.55
13.0 7.5 4.0 0.55
14.0 7.5 4.0 0.55
15.5 7.5 4.0 0.55
17.0 7.5 4.0 0.55
18.0 10.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
7.0 5.0 4.0 0.55
8.0 5.0 4.0 0.55
8.0 5.0 4.0 0.55
9.0 5.0 4.0 0.55
9.0 5.0 4.0 0.55
10.0 5.0 4.0 0.55
11.0 5.0 4.0 0.55
11.0 5.0 4.0 0.55
13.0 5.0 4.0 0.55
13.0 5.0 4.0 0.55
15.0 7.5 4.0 0.55
17.0 7.5 4.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%)

K

HGK3DX122○□□□
HGK3DX152○□□□

2KV DC X/X7R

HGK3DX471○□□□
HGK3DX561○□□□
HGK3DX681○□□□
HGK3DX821○□□□

100

HGK3DX221○□□□
HGK3DX271○□□□

560

HGK3AX152○□□□
HGK3AX182○□□□
HGK3AX222○□□□
HGK3AX272○□□□
HGK3AX332○□□□
HGK3AX392○□□□
HGK3AX472○□□□

150
180
220

NO:WM-S08-003B04

尺寸(mm)

廈 門 萬 明 電 子 有 限 公 司

820

270

100
120

680

330

HGK3AX681○□□□

HGK3AX271○□□□
HGK3AX331○□□□

品名
溫度特
性

靜電容量(pF) 許容差

390
470

額定電壓

HGK3AX821○□□□

HGK3AX181○□□□
HGK3AX221○□□□

HGK3AX101○□□□
HGK3AX121○□□□
HGK3AX151○□□□

HGK3AX391○□□□
HGK3AX471○□□□
HGK3AX561○□□□

HGK3AX102○□□□
HGK3AX122○□□□

HGK3AX562○□□□
HGK3AX682○□□□
HGK3AX822○□□□
HGK3AX103○□□□
HGK3DX101○□□□
HGK3DX121○□□□
HGK3DX151○□□□
HGK3DX181○□□□

HGK3DX331○□□□

HGK3DX332○□□□
HGK3DX392○□□□
HGK3DX472○□□□

HGK3DX102○□□□

HGK3DX182○□□□
HGK3DX222○□□□
HGK3DX272○□□□

HGK3DX391○□□□

1000
1200
1500
1800
2200
2700
3300
3900
4700
5600
6800
8200

470
560

10000

150
180
220

120

3300
3900
4700

1200
1500
1800
2200

1KV DC X/X7R K

2700

270

680
820
1000

330
390



中高壓圓板型陶瓷電容

6 .額定電壓:3KV DC  X7R

D(max) F±1.0 T(max) d±0.05
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
8.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
9.0 7.5 6.0 0.55
10.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
11.0 7.5 6.0 0.55
12.0 7.5 6.0 0.55
13.0 7.5 6.0 0.55
14.0 7.5 6.0 0.55
15.0 7.5 6.0 0.55
17.0 10.0 6.0 0.55
18.0 10.0 6.0 0.55
19.0 10.0 6.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%)

3KV DC X/X7R K

4700

2200
2700
3300
3900

1000
1200
1500
1800

HGK3FX472○□□□

HGK3FX471○□□□
HGK3FX561○□□□

HGK3FX102○□□□
HGK3FX122○□□□

560

HGK3FX152○□□□
HGK3FX182○□□□

390
470

額定電壓

HGK3FX821○□□□

HGK3FX181○□□□
HGK3FX221○□□□

HGK3FX101○□□□
HGK3FX121○□□□
HGK3FX151○□□□

HGK3FX391○□□□

品名
溫度特
性

靜電容量(pF) 許容差

廈 門 萬 明 電 子 有 限 公 司

820

270

100
120

680

330

HGK3FX681○□□□

HGK3FX271○□□□
HGK3FX331○□□□

150
180
220

NO:WM-S08-003B04

尺寸(mm)

HGK3FX222○□□□
HGK3FX272○□□□
HGK3FX332○□□□
HGK3FX392○□□□



中高壓圓板型陶瓷電容

特性參數

1 .額定電壓:1KV DC,温度特性:R(Y5R)

D(max) F±1.5 T(max)d±0.05

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

8.0 5.0 4.0 0.5

8.0 5.0 4.0 0.5

9.0 5.0 4.0 0.5

9.0 5.0 4.0 0.5

10.0 7.5 4.0 0.5

11.0 7.5 4.0 0.5

12.0 7.5 4.0 0.5

13.0 7.5 4.0 0.55

14.0 7.5 4.0 0.55

15.0 7.5 4.0 0.55

16.0 7.5 4.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

2200

2700

3300

3900

1000

1200

1500

1800

HGR3AR272○□□□

HGR3AR332○□□□

HGR3AR821○□□□

HGR3AR392○□□□

HGR3AR182○□□□

R

HGR3AR181○□□□

HGR3AR221○□□□

HGR3AR101○□□□

HGR3AR121○□□□

HGR3AR151○□□□

HGR3AR102○□□□

HGR3AR122○□□□

HGR3AR152○□□□

HGR3AR222○□□□

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

廈 門 萬 明 電 子 有 限 公 司

HGR3AR271○□□□

HGR3AR472○□□□

820

HGR3AR331○□□□

HGR3AR391○□□□

HGR3AR471○□□□

HGR3AR561○□□□

HGR3AR681○□□□ 1KV DC

100

120

680

NO:WM-S08-002B04

尺寸(mm)

4700

K,M

330

390

470

560

150

180

220

270



中高壓圓板型陶瓷電容

2 .額定電壓:2KV DC,温度特性:R(Y5R)

D(max) F±1.5 T(max)d±0.05

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

10.0 5.0 5.0 0.55

11.0 5.0 5.0 0.55

11.0 5.0 5.0 0.55

12.0 7.5 5.0 0.55

13.0 7.5 5.0 0.55

15.0 7.5 5.0 0.55

16.0 7.5 5.0 0.55

17.0 10.0 5.0 0.55

19.0 10.0 5.0 0.55

20.0 10.0 5.0 0.55

22.0 10.0 5.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

4700

K,M

330

390

470

560

150

180

220

270

100

120

680

NO:WM-S08-002B04

尺寸(mm)

廈 門 萬 明 電 子 有 限 公 司

HGR3DR271○□□□

HGR3DR472○□□□

820

HGR3DR331○□□□

HGR3DR391○□□□

HGR3DR471○□□□

HGR3DR561○□□□

HGR3DR681○□□□ 2KV DC

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

R

HGR3DR181○□□□

HGR3DR221○□□□

HGR3DR101○□□□

HGR3DR121○□□□

HGR3DR151○□□□

HGR3DR102○□□□

HGR3DR122○□□□

HGR3DR152○□□□

HGR3DR222○□□□

HGR3DR272○□□□

HGR3DR332○□□□

HGR3DR821○□□□

HGR3DR392○□□□

HGR3DR182○□□□

1000

1200

1500

1800

2200

2700

3300

3900



中高壓圓板型陶瓷電容

3 .額定電壓:3KV DC,温度特性:R(Y5R)

D(max) F±1.5 T(max) d±0.05

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

10.0 7.5 6.0 0.55

10.0 7.5 6.0 0.55

11.0 7.5 6.0 0.55

12.0 7.5 6.0 0.55

13.0 7.5 6.0 0.55

14.0 7.5 6.0 0.55

15.0 10.0 6.0 0.55

16.0 10.0 6.0 0.55

17.0 10.0 6.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

HGR3FR182○□□□

HGR3FR222○□□□

1000

1200

1500

1800

HGR3FR821○□□□

R

HGR3FR181○□□□

HGR3FR221○□□□

HGR3FR101○□□□

HGR3FR121○□□□

HGR3FR151○□□□

HGR3FR102○□□□

HGR3FR122○□□□

HGR3FR152○□□□

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

廈 門 萬 明 電 子 有 限 公 司

HGR3FR271○□□□

820

HGR3FR331○□□□

HGR3FR391○□□□

HGR3FR471○□□□

HGR3FR561○□□□

HGR3FR681○□□□

3KV DC

100

680

NO:WM-S08-002B04

尺寸(mm)

K,M

330

390

470

560

150

2200

180

220

270

120



中高壓圓板型陶瓷電容

4 .額定電壓:1KV DC,温度特性:B(Y5P)

D(max) F±1.5 T(max) d±0.05

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.5 5.0 4.0 0.5

7.5 5.0 4.0 0.5

8.0 5.0 4.0 0.5

8.0 5.0 4.0 0.5

9.0 5.0 4.0 0.5

9.0 5.0 4.0 0.5

10.0 5.0 4.0 0.5

11.0 5.0 4.0 0.5

12.0 5.0 4.0 0.55

13.0 7.5 4.0 0.55

14.0 7.5 4.0 0.55

15.0 7.5 4.0 0.55

17.0 10.0 4.0 0.55

18.0 10.0 4.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

HGR3AB562○□□□

HGR3AB682○□□□

HGR3AB822○□□□

4700

5600

6800

8200

10000

K,M

330

390

470

560

150

180

220

270

100

120

680

NO:WM-S08-002B04

尺寸(mm)

廈 門 萬 明 電 子 有 限 公 司

HGR3AB271○□□□

HGR3AB103○□□□

820

HGR3AB331○□□□

HGR3AB391○□□□

HGR3AB471○□□□

HGR3AB561○□□□

HGR3AB681○□□□

1KV DC

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

HGR3AB821○□□□

B

HGR3AB181○□□□

HGR3AB221○□□□

HGR3AB101○□□□

HGR3AB121○□□□

HGR3AB151○□□□

HGR3AB472○□□□

HGR3AB102○□□□

HGR3AB122○□□□

HGR3AB152○□□□

HGR3AB182○□□□

HGR3AB222○□□□

HGR3AB272○□□□

HGR3AB332○□□□

HGR3AB392○□□□

1000

1200

1500

1800

2200

2700

3300

3900



中高壓圓板型陶瓷電容

5 .額定電壓:2KV DC,温度特性:B(Y5P)

D(max) F±1.5 T(max) d±0.05

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

7.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

8.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

9.0 5.0 5.0 0.55

10.0 5.0 5.0 0.55

11.0 5.0 5.0 0.55

11.0 7.5 5.0 0.55

13.0 7.5 5.0 0.55

14.0 10.0 5.0 0.55

15.0 10.0 5.0 0.55

16.0 10.0 5.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

2200

2700

3300

3900

1000

1200

1500

1800

HGR3DB272○□□□

HGR3DB332○□□□

HGR3DB821○□□□

HGR3DB392○□□□

HGR3DB182○□□□

B

HGR3DB181○□□□

HGR3DB221○□□□

HGR3DB101○□□□

HGR3DB121○□□□

HGR3DB151○□□□

HGR3DB102○□□□

HGR3DB122○□□□

HGR3DB152○□□□

HGR3DB222○□□□

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

廈 門 萬 明 電 子 有 限 公 司

HGR3DB271○□□□

HGR3DB472○□□□

820

HGR3DB331○□□□

HGR3DB391○□□□

HGR3DB471○□□□

HGR3DB561○□□□

HGR3DB681○□□□ 2KV DC

100

120

680

NO:WM-S08-002B04

尺寸(mm)

4700

K,M

330

390

470

560

150

180

220

270



中高壓圓板型陶瓷電容

6 .額定電壓:3KV DC,温度特性:B(Y5P)

D(max) F±1.5 T(max) d±0.05

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

10.0 7.5 6.0 0.55

11.0 7.5 6.0 0.55

11.0 7.5 6.0 0.55

12.0 7.5 6.0 0.55

13.0 7.5 6.0 0.55

14.0 10.0 6.0 0.55

15.0 10.0 6.0 0.55

17.0 10.0 6.0 0.55

19.0 10.0 6.0 0.55

20.0 10.0 6.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)

注: □引腳間距代碼

□引腳形狀代碼

○許容差:K(±10%),M(±20%)

4700

K,M

330

390

470

560

150

180

220

270

100

120

680

NO:WM-S08-002B04

尺寸(mm)

廈 門 萬 明 電 子 有 限 公 司

HGR3FB271○□□□

HGR3FB472○□□□

820

HGR3FB331○□□□

HGR3FB391○□□□

HGR3FB471○□□□

HGR3FB561○□□□

HGR3FB681○□□□ 3KV DC

品名
溫度特
性

靜電容量(pF) 許容差額定電壓

B

HGR3FB181○□□□

HGR3FB221○□□□

HGR3FB101○□□□

HGR3FB121○□□□

HGR3FB151○□□□

HGR3FB102○□□□

HGR3FB122○□□□

HGR3FB152○□□□

HGR3FB222○□□□

HGR3FB272○□□□

HGR3FB332○□□□

HGR3FB821○□□□

HGR3FB392○□□□

HGR3FB182○□□□

1000

1200

1500

1800

2200

2700

3300

3900



中高壓圓板型陶瓷電容

特性參數

1 . 額定電壓:1KV DC

D(max) F±1.0 T(max) d±0.05
7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.5 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

7.0 5.0 4.0 0.5

8.0 5.0 4.0 0.5

8.0 5.0 4.0 0.5

9.0 5.0 4.0 0.5

10.0 5.0 4.0 0.5

11.0 5.0 4.0 0.5

11.0 5.0 4.0 0.5

12.0 5.0 4.0 0.5

13.0 5.0 4.0 0.5

14.0 5.0 4.0 0.5

15.0 5.0 4.0 0.5

15.0 7.5 4.0 0.5

17.0 7.5 4.0 0.5

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:C(±0.25PF),D(±0.5PF),J(±5%),K(±10%)

J,K

15

22

33

47

15

18

22

27

180

NPO

SL

1KV DC

1KV DC

3

5

10

12
HGT3AC150○□□□

HGT3AC220○□□□

HGT3AC330○□□□

HGT3AC470○□□□

HGT3AC100○□□□

HGT3AC030○□□□

HGT3AC050○□□□

HGT3AC120○□□□

額定電壓

HGT3AS821○□□□

HGT3AS181○□□□

HGT3AS221○□□□

HGT3AS820○□□□

HGT3AS101○□□□

HGT3AS121○□□□

HGT3AS151○□□□

HGT3AS390○□□□

HGT3AS470○□□□

HGT3AS560○□□□

HGT3AS680○□□□

HGT3AS180○□□□

HGT3AS220○□□□

HGT3AS270○□□□

HGT3AS330○□□□

尺寸(mm)

HGT3AS100○□□□

HGT3AS120○□□□

HGT3AS150○□□□

品名
溫度特
性

靜電容量(pF) 許容差

10

12

NO:WM-S08-001B04

廈 門 萬 明 電 子 有 限 公 司

HGT3AS271○□□□

HGT3AS102○□□□

820

HGT3AS331○□□□

HGT3AS391○□□□

HGT3AS471○□□□

HGT3AS561○□□□

HGT3AS681○□□□

220

33

39

47

56

82

100

120

150

J,K

C,D

680

1000

330

390

470

560

270

68



中高壓圓板型陶瓷電容

2 . 額定電壓:2KV DC

D(max) F±1.0 T(max) d±0.05
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.5 5.0 5.0 0.55
8.0 5.0 5.0 0.55
9.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
7.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
8.0 5.0 5.0 0.55
9.0 5.0 5.0 0.55
9.0 5.0 5.0 0.55
10.0 5.0 5.0 0.55
10.0 5.0 5.0 0.55
11.0 5.0 5.0 0.55
12.0 5.0 5.0 0.55
12.0 5.0 5.0 0.55
14.0 5.0 5.0 0.55
15.0 7.5 5.0 0.55
17.0 7.5 5.0 0.55
18.5 7.5 5.0 0.55
20.0 7.5 5.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:C(±0.25PF),D(±0.5PF),J(±5%),K(±10%)

J,K

15

22

33

47

680

1000

330

390

470

NPO

SL

2KV DC

2KV DC

3

5

10

12

HGT3DC150○□□□

HGT3DC220○□□□

HGT3DC330○□□□

HGT3DC470○□□□

HGT3DC030○□□□

HGT3DC050○□□□

HGT3DC100○□□□

HGT3DC120○□□□

560

150

180

220

270

68

82

100

120

33

39

47

56

15

18

22

27

NO:WM-S08-001B04

廈 門 萬 明 電 子 有 限 公 司

HGT3DS271○□□□

HGT3DS102○□□□

820

HGT3DS331○□□□

HGT3DS391○□□□

HGT3DS471○□□□

HGT3DS561○□□□

HGT3DS681○□□□

尺寸(mm)

HGT3DS100○□□□

HGT3DS120○□□□

HGT3DS150○□□□

品名
溫度特
性

靜電容量(pF) 許容差

10

12

HGT3DS180○□□□

HGT3DS220○□□□

HGT3DS270○□□□

HGT3DS330○□□□

HGT3DS390○□□□

HGT3DS470○□□□

HGT3DS560○□□□

HGT3DS680○□□□

C,D

J,K

額定電壓

HGT3DS821○□□□

HGT3DS181○□□□

HGT3DS221○□□□

HGT3DS820○□□□

HGT3DS101○□□□

HGT3DS121○□□□

HGT3DS151○□□□



中高壓圓板型陶瓷電容

3 . 額定電壓:3KV DC

D(max) F±1.0 T(max) d±0.05
7.0 7.5 6.0 0.55

7.0 7.5 6.0 0.55

7.0 7.5 6.0 0.55

7.0 7.5 6.0 0.55

7.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

10.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

8.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

9.0 7.5 6.0 0.55

10.0 7.5 6.0 0.55

11.0 7.5 6.0 0.55

12.0 7.5 6.0 0.55

12.0 7.5 6.0 0.55

13.0 7.5 6.0 0.55

14.0 7.5 6.0 0.55

17.0 10.0 6.0 0.55

18.0 10.0 6.0 0.55

19.5 10.0 6.0 0.55

17.0 10.0 6.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:C(±0.25PF),D(±0.5PF),J(±5%),K(±10%)

NPO

SL

3

5

10

12

15

22

33

150

3KV DC

HGT3FC030○□□□

HGT3FC050○□□□

HGT3FC100○□□□

HGT3FC120○□□□

HGT3FC150○□□□

HGT3FC220○□□□

HGT3FC330○□□□

HGT3FC470○□□□

額定電壓

3KV DC

HGT3FS181○□□□

HGT3FS221○□□□

HGT3FS820○□□□

HGT3FS101○□□□

HGT3FS121○□□□

HGT3FS151○□□□

HGT3FS390○□□□

HGT3FS470○□□□

HGT3FS560○□□□

HGT3FS680○□□□

HGT3FS180○□□□

HGT3FS220○□□□

HGT3FS270○□□□

HGT3FS330○□□□

尺寸(mm)

HGT3FS100○□□□

HGT3FS120○□□□

HGT3FS150○□□□

品名
溫度特
性

靜電容量(pF) 許容差

10

12

NO:WM-S08-001B04

廈 門 萬 明 電 子 有 限 公 司

HGT3FS271○□□□

HGT3FS331○□□□

HGT3FS391○□□□

HGT3FS471○□□□

HGT3FS561○□□□

HGT3FS681○□□□

15

18

68

82

100

120

22

27

33

39

330

390

180

220

470

560

47

C,D

J,K

56

47

J,K

270

680



中高壓圓板型陶瓷電容

4 . 額定電壓:6KV DC

D(max) F±1.0 T(max) d±0.05
8.0 10.0 6.0 0.55

8.0 10.0 6.0 0.55

9.0 10.0 6.0 0.55

9.0 10.0 6.0 0.55

9.0 10.0 6.0 0.55

10.0 10.0 6.0 0.55

11.0 10.0 6.0 0.55

12.0 10.0 6.0 0.55

12.0 10.0 6.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

9.0 10.0 7.0 0.55

10.0 10.0 7.0 0.55

11.0 10.0 7.0 0.55

12.0 10.0 7.0 0.55

13.0 10.0 7.0 0.55

14.0 10.0 7.0 0.55

15.0 10.0 7.0 0.55

16.0 10.0 7.0 0.55

17.0 10.0 7.0 0.55

19.0 10.0 7.0 0.55

21.0 10.0 7.0 0.55

□包裝方式代碼:B(散裝單品),A(折疊編帶),R(卷轴编带)
注: □引腳間距代碼

□引腳形狀代碼

○許容差:C(±0.25PF),D(±0.5PF),J(±5%),K(±10%)

270

330

180

220

82

100

120

22

27

33

39

47

56

NO:WM-S08-001B04

廈 門 萬 明 電 子 有 限 公 司

HGT3JS271○□□□

HGT3JS331○□□□

18

尺寸(mm)

HGT3JS100○□□□

HGT3JS120○□□□

品名
溫度特
性

靜電容量(pF) 許容差

10

12

22

27

C,D

J,K

33

J,KHGT3JS560○□□□

HGT3JS680○□□□

HGT3JS180○□□□

HGT3JS220○□□□

HGT3JS270○□□□

HGT3JS330○□□□

額定電壓

6KV DC

HGT3JS181○□□□

HGT3JS221○□□□

HGT3JS820○□□□

HGT3JS101○□□□

HGT3JS121○□□□

HGT3JS151○□□□

HGT3JS390○□□□

HGT3JS470○□□□

6KV DC

HGT3JC030○□□□

HGT3JC050○□□□

HGT3JC100○□□□

HGT3JC120○□□□

HGT3JC150○□□□

HGT3JC180○□□□

HGT3JC220○□□□

HGT3JC270○□□□

HGT3JS330○□□□

NPO

SL

3

5

10

12

15

18

150

68




