
»Features

»General Description
 Case:   molded  plastic

 Polarity: Color band denotes cathode

 Package: SMC Plastic Package

» Maximum Ratings and Electrical Characteristics
Ratings  at  25 ℃  ambi  ent  temperature  unless  otherwise  specifoed.
Single  phase  half  wave  60HZ.  resistive  or  inductive  load.  For  capacitive  load current  derate    by  20%

S5A-S5M 
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Rectifier Diode

 Super fast switching time for high efficiency

 Low forward voltage drop

 High current capability

 High reliability

 High surge current capability

 Epitaxial construction
SMC(DO-214AB 

Note:1.Measured at 1MHz and applied reverse voltage of 4.0V D.C.
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»Typical Performance Characteristics（(TJ = 25 °C, unless otherwise noted)）
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S5A-S5M 
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FIG. 3-TYPICAL FORWARD VOLTAGE CHARACTERISTICS 
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FIG. 4-TYPICAL REVERSE LEAKAGE CHARACTERISTICS
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FIG. 2-MAXIMUM NON-REPETITIVE PEAK FORWARD
SURGE CURRENT PERLEG
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FIG. 1- DERATING CURVE OUTPUT RECTIFIED CURRENT 
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»Package Information

SMC 

S5A-S5M 

Z 0.151 3.84
Y 0.119 3.03
X 0.15 3.82

2.8
L 0.03 0.06 0.76 1.52
H 0.087 0.11 2.2

0.305

G - 0.008 - 0.203

F 0.006 0.012 0.15

3.2

D 0.26 0.28 6.6 7.11

C 0.114 0.126 2.9

6.22

B 0.305 0.32 7.75 8.13

A 0.22 0.245 5.59

SMC

Dimension
Inches Millimeters
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»Ordering information

Part Number S5A S5B S5C S5D S5G S5J S5M

Marking

Base qty 3K 3K 3K 3K 3K 3K 3K

S5A S5B S5C S5D S5G S5J S5M
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