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RoHS

SPECIFICATIONS
Rated Current:3.0AMP
Contact Resistance:20mQ Max

Withstand Voltage:1000V AC/DC

~—2.54*No.of positions+0.3

Recommended P.C.B Layout(Top Side)
(PCB BOARD TOLER@NCEiO 05)
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Insulation Resistance:1000MQ Min « X ——2. 54X POSItIOﬂS
Operation Temperature:—40°c to +105°c 2.54 (N—1)Plﬂio.2
Contact Material:Brass I
Contact Plating:Au Over Ni V
Insulator Material:Polyester(UL94V—-0) S
Standard: PAGT —
Max.Processing Temp: 230°C for 30—-60 seconds i
(260°C for 10 seconds) O
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Dimension antitheses list
ITEM PA PC L
Standard | 1350 [ 3.00 19.00
Alternate
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