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m Specifications :
_1.Voltage rating: 250V AC / DC
2.Current rating: 5A AC/DC

7.Material: Nylon 66
Contact Pin: Bras
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@ Category : W-WAF ER

® Wedding Board Angle : V-Stright 180°

@ Row No.Pin No.XX-02-12
® Material:NO-Nylon66 94V-0

® Planting Category:SN-Bright tin plating

3.Withstanding voltage: 1500V AC/minute
4. Temperature range: _25°C~+85°C

5.Insulation resistance: 1000MQ
6.Contact resistance: 0.02Q Max
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\ CIRCUIT 1 X5080WV-XX-NOSN | Nylion66 UL 94v-0 |  Brass Tin-Plated X5080H
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