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TOLERANCE
UNLESS  SPECIFIED
6 | TERMINAL BRASS STRIP 3 | Ag PLATED UP TO 5mm:+0.1| ANGULAR 1
5 | CASE PPA 1 | GRAY ABOVE S5mm: 0.2 11° NO DATE REVISIONS BY APPD
4 | SPRING SUS WIRE 1 | NATURAL TITLE: PUSH SWITCH UNIT : MM| RoHS | DWN
3 | CONTACT BRONZE 1 [ Ag PLATED MODEL: PB-22E62PA-N-E SCALE: 1:1 |COMPLIANT| cg’p
2 | KNOB PPA 1 | GRAY
I"’Z)HAOYU(HONGKONG)LIMITED APPD
1 | COVER PPA 1 | BLACK PRETAE N N =
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