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ELECTRICAL CHARACTERISTICS

Conductor Resistance: JISC-3102(at20°C) 2.20Q /KM Max.

Insulation Resistance: Apply the voltage of DC 500V
for one min 100MQ Min.

Dielectric Strength: Apply AC 500V for one minute.

Continuity Test: Apply microtest machine No Open/Short

Rated voltage & temperature:UL Sub. 758VW-1

Material
Insulation: Flame Retardant Polyeste
Color: White
Conductor: Copper with lu m min. tin—Plating
Supporting Tape: Flame Retardant Polyester
Color: Blue
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N | No. of Conductors (S4k#H) 10
P | Pitch(fFE) 0.5+0.05
TP |Total Pitch (i /EE) 19.540. 10
¥ |width (i SEEE) 20.510. 10
M |Margin(Rh#kSEHE) 0.510.10
L |[Total Length (5iH) 100+3
T |Insertion Thickness (3 JFEBE) 0.3010. 05
ST | Surface Thickness (85 PKE) 0.12-+0. 05
S1/S2 | Conductor Strip Length (¥&HICHE) 4/4+1.0
B1/B2 | Supporting tape Length(}3EiRICH) 8/8+2.0
Al |Slanting ($R OIS ED) <0.5
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