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A1 ECR-17-009215 24JUN2017 QY CW

A2 ECR-18-006400 11MAY2018 RG CW

A3 ECR-19-003832 18MAR2019 CD CW

B ECR-20-007762 23NOV2020 BS CW
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T1329033111-000 H3A-MTG-PG11
H3A HOOD,TOP ENTRY PG11,2 EAR,
POWDER COATED,RED RAL2004
H3A  ,  PG11,2 ,       RAL2004

PG11

T1329030111-000 H3A-MTG-PG11
H3A HOOD,TOP ENTRY PG11,2 EAR,
POWDER COATED,GREY
H3A  ,  PG11,2 ,      

PG11

T1329030109-000 H3A-MTG-PG9
H3A HOOD,TOP ENTRY PG9,2 EAR,
POWDER COATED,GREY
H3A  ,  PG9,2 ,      

PG9

T1329030120-000 H3A-MTG-M20
H3A HOOD,TOP ENTRY M20,2 EAR,
POWDER COATED,GREY
H3A  ,  M20,2 ,      

M20X1.5

T1329034111-000 H3A-MTG-PG11
H3A HOOD,TOP ENTRY PG11,2 EAR,
POWDER COATED WITH 
INSIDE AND OUTSIDE,GREY
H3A  ,  PG11,2 ,        

PG11

T1329036120-000 H3A-MTG-M20
H3A HOOD,TOP ENTRY M20,2 EAR,
POWDER COATED WITH
INSIDE AND OUTSIDE,GREY
H3A  ,  M20,2 ,        

M20X1.5

T1329035111-100 H3A-MTG-EMC-PG11
H3A EMC HOOD,TOP ENTRY PG11,
2EAR,Ni PLALTED
H3A    ,  PG11,2 ,  

PG11

T1329035120-100 H3A-MTG-EMC-M20
H3A EMC HOOD,TOP ENTRY M20,
2EAR,Ni PLALTED
H3A    ,  M20,2 ,  

M20X1.5
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NOTES:
1. TECHNICAL CHARACTERISTICS:
   BODY MATERIAL: DIE CAST ZINC ALLOY 
   SURFACE TREATMENT: SEE TABLE
   DEGREE OF PROTECTION: IP65 (MATED)
 
  :
1.     :
       :    
       :    
       : IP65(  )
 

FOR "T1329034111-000"&"T1329036120-000"
NEED TO BE COATED INSIDE AND OUTSIDE

  "T1329034111-000"&"T1329036120-000"     


