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SPECIFICATIONS: I~
1. ELECTRICAL CHARACTERISTICS:
1.1. RATING: 3A(PIN1&5),0.5A(PIN2&38&4);
1.2. CONTACT RESISTANCE: 30 mQ MAX.(INITIAL);
1.3. DIELECTRIC WITHSTANDING: 500V AC MIN.;
1.4. INSULATION RESISTANCE: 1000MQ MIN.;
2. DURABILITY: 10,000 CYCLES MIN.; U
3. INSERTION FORCE: 3.5Kgf (35N) Max.;
4. EXTRACTION FORCE: 0.8Kgf (8N) Min;
= . oW 5. WATER PROOFNESS:THIS PRODUCT IS BASED ON IPX7(1m,30min)
\_5# ol )j 6. PLUG INTERFACE DIMENSIONS COMFORM TO USB2.0 SPEC.
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