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ETEFRE triREE FaR L.C. Tans ESR ENELGREE
R (4F)  ©DxL(mm) ‘ (sA2min)  120Hz (m2100kHz)  (mA r.m.s/105C100KHz)
63(72 | 100 | 5x57 280 008 20 2400 |
6.3(7.2) 100 | 63x42 | 280 008 20 2500
6.3(7.2) 150 5x5.7 280 0.08 20 2400
63(72) 150 | 63x42 | 2860 008 20 | 2500
63072 | 180 | 5x57 | 280 008 18 2600
63(72) | 180 | 63x42 | 280 008 20 2500
63(7.2) | 220 | 5x57 | 280 008 18 2600
6.3(7.2) 220 | 63x42 | 280 008 20 2500
6372 | 270 | 5x7 | 340 008 12 3400
63(72) 270 | 63x57 | 340 008 18 | 2800
63(7.2) | 30 | 5x7 | 46 008 12 3400
6.3(7.2) 330 6.3x5.7 416 0.08 18 2800
63720 30  5x7 491 008 12 | 3400
63(72) 3% | 63x57 | 491 | 008 8 4800
6.3(7.2) 470 | 5x8 | 502 008 12 3650
63(72) | 470 | 63x7 | 52 008 8 | 4800
6.3(7.2) 470 | 8x6 | 592 008 | 18 | 3000
63(7.2) | 560 | 55x7 706 008 12 3800
6372 560  63x7 | 706 008 | 8 | 4800
6372 | 560 | 8x6 706 008 16 3450
63(7.2) 680 | 63x8 | 87 008 8 | 5000
6.3(7.2) 680 | 8x7 | 87 008 12 4200
6.3(7.2) 80 | 55x9 | 1038 008 8 | 4900
63(7.2) | 820 | 63x75 | 1083 008 8 | 4900
6372 80 | 63x9 1033 008 8 5250
6.3(7.2) 820 | 8x7 | 1033 008 12 4200
6.3(7.2) 1000 | 63x10 1260 008 8 5500
63(7.2) | 1000 | 8x8 1260 008 8 5600
63(7.2) | 1000 | 10x7 | 1260 008 12 4500
6.3(7.2) | 1200 | 63x11 | 1512 008 8 5700
6.3(7.2) 1200 | 8x9 | 1512 008 8 5800
63(72) 1200  10x8 1512 008 8 5800
63(7.2) 1500 | 8x11 1890 0.9 8 6150
63(7.2) | 150  10x9 1890 0.9 8 6050
63(72) 2000  8x14 2520 040 7 7250
6.3(7.2) 2000  10x10 25200  0.10 8 6300
63(7.2) | 2200 | 8x14 | 2772 0.0 7 7500
63(72) 200  10x10 2772 040 8 6300
6.3(7.2) 2500  10x11 3150 0.1 8 6500
6.3(7.2) | 2700 | 10x11 | 3402 0.1 8 6500
6.3(7.2) 3300 | 10x12 | 4158 0.3 8 6640
6.3(7.2) 3900  10x14 4914 0.4 7 7600
6.3(7.2) 4700 10%16 5022 0.15 7 8100
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ETEFRE triREE FaR L.C. Tans ESR BARELURERIR
R (4F)  ©DxL(mm) ‘ (sA2min)  120Hz (m2100kHz)  (mA r.m.s/105C100KHz)
63(7.2) 4700 | 125x125 | 5922 | 045 8 7600 |
6.3(7.2) 5600 | 10x18 | 7056 0.7 Y 8500
6.3(7.2) 5600 12.5%14 7056 0.17 8 7900
63(72) 6800  10x21 | 7500 0.0 7 9100
6.3(7.2) | 6800 | 125x16 7500 020 7 8950
6.3(72) | 8200 | 125x18 | 7500 0.2 7 9450
63(7.2) | 10000 | 125x20 7500 026 7 9850
7.5(8.6) 270 | sx7 | 405 008 12 3400
7586) | 270 | 63x57 | 405 008 18 2800
7586) | 30 | 5x9 | 495 008 12 3800
7.5(8.6) 30 | 63x67 | 495 008 12 3700
7.5(8.6) 390 5%10 585 0.08 10 4350
7586) | 30  63x7 58 008 | 12 | 3900
7.5(8.6) 30 | 8x6 55 | 008 18 3250
7.5(8.6) 470 | sx9 | 705 008 12 3850
75(8.6) 470 | x| 705 008 10 4500
7.5(8.6) 470 | 63x8 | 705 008 | 12 | 4100
7.5(8.6) 470 | 8x6 | 705 008 18 3000
7.5(8.6) 560 | 63x9 | 840 008 9 | 5000
7.5(8.6) 560 | 8x6 | 840 008 18 3250
7.5(8.6) 680 | 63x10 | 1020 008 8 | 5500
7.5(8.6) 680 | 8x7 | 1020 008 12 4200
7.5(8.6) 80 | 63x11 | 1230 | 008 | 8 | 5700
7.5(8.6) 80 | 8x8 | 1230 008 8 | 5600
7586) | 1000 | 63x11 | 150 008 8 | 5900
7.5(8.6) 1000 | 8x9 1500 008 8 | 5800
10(11.5) 47 | 5x57 | 280 008 30 1900
10118 | 47 | 63x42 | 280 008 30 2100
10115 6 | 5x57 | 280 008 30 1900
10(115) | 68 | 63x42 | 280 008 30 2100
10(11.5) 82 | 5x57 | 280 008 30 1900
10(115) 8 | 63x42 | 280 008 30 2100
10(118) | 100 | 5x57 | 280 008 30 1900
10(115) | 100 | 63x42 | 280 008 30 2100
10(116) 150 | 5x7 | 30 008 15 3050
10(11.5) 150 | 63x57 | 30 | 008 30 2200
10115 | 180 | 5x7 | 30 008 15 3050
10(115) | 180 | 63x57 | 30 008 30 2200
10118 | 220 | 5x7 | 440 008 15 3050
10(115) | 220 | 63x57 | 40 008 30 2200
10(11.5) 270 | 5x10 | 540 008 12 3950
10(11.5) 270 | 63x67 | 540 008 16 3200
10(11.6) 330 5x11 660 0.08 12 4100
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ETEFRE triREE FaR L.C. Tans ESR ENELGREE
R (4F)  ©DxL(mm) ‘ (sA2min)  120Hz (m2100kHz)  (mA r.m.s/105C100KHz)
10(115) 3%  63x7 | 660 008 16 3200 |
10(11.5) 30 | e3x7 | 780 008 12 3900
10(11.5) 390 8x6 780 0.08 30 2560
10(115) 470 | 63x8 | 940 008 | 12 4300
10(115) | 470 | 8x7 | %0 008 30 2560
10(115) | 50 | 63x10 | 1120 008 10 4900
10(11.5) 560  8x7 1120 008 14 2560
10(11.5) 680 | 63x11 | 1360 008 9 | 5400
10115 680 | 8xs | 180 008 10 5100
10(116) | 80 | 8x9 | 1640 008 9 | 5500
10(116) 80  10x7 | 1640 0.8 14 4500
10(11.5) 1000 8x11 2000 0.08 9 5800
10(115) | 1000 | 10x8 2000 0.8 9 5500
10(11.5) 1500  8x14 | 3000 0.9 8 6800
10(116) 1500 10x12 | 3000 0.09 9 6300
10(116) | 2200 | 10x14 | 4400  0.10 8 7000
10(11.5) 2500 | 10x14 | 5000 0.1 8 7000
10(118) | 2700  10x16 5400 0.1 8 7500
10(11.5) 330  10x18 6600 0.3 8 7900
10(115) | 3300  125x14 | 6600 0.3 9 7500
10(116) | 3900  10x21 | 7500 0.3 8 8400
10(11.5) 3900  125x16 7500 0.3 8 8400
10(11.5) 4700 | 125x18 | 7500  0.15 8 8400
10(116) | 5600 125x18 | 7500 047 8 8800
10(115) 6800 | 125x20 | 7500 0.0 8 9200
12(13.8) 180 | 5x7 | 432 008 15 3050
12(13.8) 180 | 63x57 | 432 0.8 30 2200
12138) 220 | 5x9 | 528 008 15 3400
12(138) = 220 | 63x57 528 008 16 3200
12(138) | 270 | 5x10 | 648 0.8 12 3950
12(13.8) 270 | 63x7 | 648 008 16 3200
12(138) 330 | 5x10 | 792 008 12 3950
12(138) | 330 | 63x7 792 008 12 3900
12(138) | 380 | 8x6 | 792 008 30 2560
12(138) 30  55x3 93 008 15 3450
12(13.8) 30 | 5x11 | 93 008 12 4100
12(138) | 30  63x8 | 93 008 12 4100
12138) | 470 | 63x9 | 1128 008 12 4300
12(138) | 470 | 8x7 | 1128 008 14 2550
12(138) | 560 | 63x10 | 1344  0.08 10 4900
12(13.8) 560 | 8x7 | 1344 008 14 2560
12(13.8) 680 | 63x11 | 1632 008 9 5400
12(13.8) 680 8x8 1632 0.08 10 5100
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ETEFRE triREE FaR L.C. Tans ESR BARELURERIR
R (uF)  ©DxL(mm) ‘ (sA2min)  120Hz (m2100kHz)  (mA r.m.s/105C100KHz)
12(138) 1000 | 8x9 | 2400 008 | 10 5200 |
16(18.4) 22 | s5x57 | 280 008 30 1900
16(18.4) 22 6.3x4.2 280 0.08 30 2100
16(184) 33 | 5x57 | 280 008 | 30 | 1900
16(184) | 38 | 63x42 | 280 008 30 2100
16(184) | 47 | 5x57 | 280 008 30 1900
16(184) | 47 | 63x42 | 280 008 30 2100
16(18.4) 68 | 5x57 | 280 008 30 1900
16(184) 68 | 63x42 | 280 008 30 2100
16(184) | & | 5x57 | 280 008 30 1900
16(184) | 8 | 63x42 | 280 008 30 2100
16(18.4) 100 5x5.7 320 0.08 30 2000
16(184) 10 | 5x7 | 320 | 008 30 | 2200
16(184) 100 | 63x57 | 320 | 008 30 | 2100
16(18.4) 150 | 5x7 | 480 008 30 2200
16(18.4) 150 | 63x57 | 480 008 30 2200
16(18.4) 220 | s5x9 | 704 008 | 12 | 3950
16(184) | 220 | 5x10 | 704 008 12 3950
16(18.4) 220 | 63x57 | 704 008 20 2850
16(18.4) 220 | 63x57 | 704 008 20 2850
16(184) | 270 | e3x7 | 84 008 15 3500
16(18.4) 270 | 8x6 | 84 008 30 2560
16(18.4) 330 | 63x8 | 106 008 12 4300
16(18.4) 30 | 8x6 | 1056 008 30 2560
16(184) | 30 | 63x8 | 1248 008 12 4300
16(18.4) 470 | 55x10 | 1504 008 12 4200
16(18.4) 470 | 63x10 | 1504 008 10 4900
16(184) | 470 | 8x7 | 1504 008 20 3300
16(184) | 560 | 63x10 | 1792 008 10 4900
16(184) | s60 | 8x9 | f7re2 008 12 4700
16(18.4) s60 | 10x8 | 1792 008 12 4700
16(18.4) 680 | 63x11 | 2176 008 | 10 | 5350
16(18.4) 680 | 8x10 | 2176 008 10 5350
16(18.4) 680 | 10x8 | 2176 008 12 4700
16(18.4) 80 | 8x11 | 2624 008 10 5500
16(18.4) 80 | 10x9 | 2624 008 12 4950
16(18.4) 100 | 8x11 | 30 008 10 5800
16(18.4) 1000 | 8x14 | 3200 008 8 | 6800
16(18.4) 1000 | 10x10 | 30 008 12 5200
16(18.4) 1500 | 8x14 | 300 009 12 8400
16(18.4) 1500 | 10x12 4800 009 8 | 8400
16(18.4) 1800 | 10x13 5760 040 8 | 7000
16(18.4) 2200 10%15 7040 0.10 8 7500
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