
SS-12D10-G050

直柄

G-Switch P/N

G=020(2.0) G=030(3.0)
G=040(4.0) G=050(5.0)
G=055(5.5) G=060(6.0)
G=065(6.5) G=070(7.0)
G=075(7.5) G=080(8.0)
G=085(8.5) G=090(9.0)
G=095(9.5) G=100(10.0)
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Ag PLATED BRASS STRIP
Ag PLATEDBRASS STRIP

Electrical
ELECTRICAL SPECIFICATIONS：3.0A/DC24V
CONTACT RESISTANCE (CR)：≤50MΩ
INSULATION RESISTANCE(IR)：≥100MΩ  DC250V
COMPRESSIVE STRENGTH (WV)：AC250V 1MINUTE
STORAGE HUMIDITY：<85%RH
OPERATING TEMPERATURE: -40˚C to80˚C

SS-12D10-G050
2022.07.05


