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550 T1.0 1.0mm RECOMMENDED P.C.B. LAYOUT \puus: 1
TOLERANCE UNSPECIFIED £0.05mm
TOLERANCE A3 |2021.11.29 FATE K WM
UNLESS SPECIFIED A2 | 2021.9.22 F 3 A 4K WM
UP TO 5mm:+0.1| ANGULAR | 47 [ 2020.9.26 B A 4 XYZ
ABOVE 5mm:$0.2|  #I° NO DATE REVISIONS BY | APPD
4 | SHELL STEEL 1 | Ni-PLATED TITLE: USB JACK UNIT : MM| ROHS DWN
3 |MID PLATE STEEL 1 | Ni-PLATED MODEL: USB-312-B-SU T1.0 SCALE: 1:1 |COMPLIANT| cyg°p
2 | CONTACTS BRASS 6 | AU/SN-PLATED HAOYU(HONGKONG)LIMITED APPD
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