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G-Switch USB-C Specification:

1. CURRENT RATING:1.5A/contact terminal

2. VOLTAGE:30V DC

3. TEMPERATURE RANGE: -55 °C ~ 85 °C

4. CONTACT RESISTANCE:30 milliohms MAX

5. INSULATION RESISTANCE: 1000MEGA ohms MIN

6. MATE FORCE:3.57kgf(MAX)

7. UNMATE FORCE:1.02kgf(MIN)

GT-USB-2004-XXGXX

G-Switch

USB系列

系列编码
C=铜壳

I=铁壳

W=白色

B=黑色

N=其它

G1=1U

G3=3U

G5=5U

G15=15U

G30=30U

N=直边

A=卷边
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