QUARTZ CRYSTAL UNIT 25 SJK
SERIES 7U, SEAM SEALED CERAMIC3.2*2.5MM SURFACE MOUNT PACKAGE
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QUARTZ CRYSTAL UNIT

46 SJIK

SERIES 7U, SEAM SEALED CERAMIC3.2*2.5MM SURFACE MOUNT PACKAGE

1

. FEATURE/;= 1L
Leadless type

High precision characteristic covering up to high frequency range
Designed for automatic mounting and reflow soldering

Embossed taping specification

The best choice of Bluetooth wireless communication sets, DSN, PDA and

mobile phone

. ELECTRICAL SPECIFICATIONS/F= ¥ A& x

Output Frequency Range/ 0%

13.521270MHz

Mode/#% 3l 5 =

AT/Fundamental

Frequency Tolerance/
B R I

+10 ppm max (at 25°C)

Load Capacitance(C.)/ %%

10.0 PF

Frequency Stability Over Operating
Temperature Characteristics

+10ppm max /
-20 °C to +70 °C

+30ppm max/
-40 °C to +85 °C

Operating Temperature Range/
TARR S

-40 °C to +85 °C

Storage Temperature Range/

i A il S5

-40 °C to +125 °C

Shunt Capacitance (Co)/#F Hi % 3.0 PF Max
Driver Level (Typical) /i il 1h% 10pW
Equivalent Series Resistance(ESR)/

. 80Q Max
SHGEE

Aging @25°C 1% year (Max) / #&1k +3ppm/year
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QUARTZ CRYSTAL UNIT 25SJIK
SERIES 7U, SEAM SEALED CERAMIC3.2*2.5MM SURFACE MOUNT PACKAGE
3. DIMENSION /7= g #l#& R ~F (Units: mm)
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4. MARKING/#.E)
MARKING
5. REFLOW CONDITION / [Fl {18
A 260°C
220°C
®
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Time
@) |Preheat 160~180°C 120sec.
@ |Primaryheat| 220°C 60sec,
3 |Peak 260°C 10sec. max
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QUARTZ CRYSTAL UNIT $SJIK

SERIES 7U, SEAM SEALED CERAMIC3.2*2.5MM SURFACE MOUNT PACKAGE

6. STRUCTURE ILLUSTRATION/ = 5 A 35 & #J
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FINISH/SPECIFIC
NO COMPONENTS MATERIALS ATIONS
1 Lid Kovar (Fe/Co/Ni) -
Ceramic (Al1203) + Kovar Alumina
2 Base(Package) (Fe/Co/Ni)+Pad(Au) ceramics
3 Crystal blank Si0o2 -
4 | Conductive adhesive Ag Silicone resin
5 Electrode Noble Metal -

7. EQUIVALENT CIRCUIT AND OSCILLATION CIRCUIT
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QUARTZ CRYSTAL UNIT

SERIES 7U, SEAM SEALED CERAMIC3.2*2.5MM SURFACE MOUNT PACKAGE

46 SJIK

8. RELIABILITY TEST SPECIFICATION /A f£ 43R %
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