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( 1) 

    

VCC  -0.3~20 V 

VCC_CLAMP VCC  15 V 

CS  -0.3~6 V 

FB  -0.3~6 V 

DRAIN MOSFET  -0.3~500 V 

PDMAX ( 2) 0.45 W 

θJA ( 3) 145 /W 

TJ  -40~150  

TSTG  -55~150  

ESD ESD( 4) 2 kV 

 

1 模

导  

2 TJMAX, θJA, TA PDMAX = (TJMAX - TA)/ θJA

 

3 1 PCB JEDEC  

4 JEDEC , 100pF 1.5KΩ  
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( 5) TA =25  

       

 

VCC_CLAMP VCC  ICC=1mA 14 15 16 V 

VCC_ON VCC  VCC  11 12.5 14 V 

VCC_UVLO VCC  VCC  7 8 9 V 

IOP   285 380 475 uA 

MOSFET  

VCS_LIM CS   450 500 550 mV 

 

VFB_REF FB   2.45 2.5 2.55 V 

VOVP_REF OVP   2.64 2.7 2.76 V 

VOVP_REL OVP   2.5 2.575 2.65 V 

 

TOFF_MIN    3.3  us 

TOFF_MAX1 1 VFB 1.7V  25  us 

TOFF_MAX2 2 VFB>1.7V 35 50 65 us 

TLEB    350  ns 

TON_MAX   30 35 40 us 

TDET_BLANKING    1.3  us 

 

RDS_ON MOS  VGS=10V/IDS=1.0A  3  Ω 

BVDSS MOS  VGS=0V/IDS=250uA 500   V 

 

TOTP    160   

TOTP_HYS    15   
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