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36.85£0.20

Technical Data

Material:

Pin(outer sleeve): Brass(C3604)

Clip(contact 6 finger): Berylllium copper(C17200)
Plating(outer sleeve):30~50u"Ni, 1u"Gold
Plating(contact): 30~50u"Nickel, 1u"Gold
Insulator black(housing): FR-4
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Electrical:

Current rating: 2Amps/contact max.
Contact resistance: <4mQ/contact
Insulation resistance: 21000MQ at V=100V
Operaing voltage: 60VAC/DC
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Mechanical:

Average insertion force with steel pin of

$0.72+0.03 20.31mm: <60g

Average withdrawal force with steel pin of

@0.31mm: >20g min.

Mechanical life cycle:min.200

Operaing temperatures: Gold Plated:-40°C to+105°C
Reflow soldering temperature: 260+5°C,10s

$0.31£0.02
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Picth(mm) Insulator type Pin plated Clip Plated Pin length(mm) Insulator Color
1.0 1 FR-4 3 Gold1y" 3 Gold1p" 0800A 8.0mm 1 Black

GSAMTEK® &= #BTFREFRARF

DONGGUAN GUANG SU ELECTRONIC TECHNOLOGY CO.,LTD

D0 A WN =

1.27 2 PPS
i TOLERANCE | PROJECTON | €-F—F

1.778
2.54
1.60

ANGLE +5°

XXXX £0.10
XXX +0.20
XX +0.30
X. +0.50

DATE:
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TITLE:

1.27x1.27TmmPitch PGA Socket 117 Pins
Pin Length 8.0mm
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