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i Mechanical life cycle:200 time min.
‘ | Operating temperature(continuous): -55°C + 125°C
1 Soldering temperature; +260°C,10s max.
f f Features
3 2 Low insertion force socket,6fingers contacts
o Closed end construction for 100% anti-wicking of solder.
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