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NOTE:
MATERIAL

I# 2% HOUSING: PBT/BK UL94V-0.
CONTACT: C2700,
ﬂ@ﬂ]@m@m@m@m@mﬂmﬂm@m@ CONTACT PLATING: GOLD .
ELECTRICAL
U U U U U U U U = CURRENT RATING: 3AMP,
S VOLTAGE RATING: 250VAC/DC.
4 DIELECTRiC WITHSTANDING VOLTAGE:600VAC MIN.
BT, SPIN = CONTACT RESISTANCE: 20mQMAX,
@ INSULATION RESISTANCE:1000MQMIN,
- ENVIRONMENTAL
= TEMPERATURE RANGE: -40°CTO+105°C.
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