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SPECIFICATIONS

1. Current Rating: 3A AC, DC

2+ Voltage Rating: 250V AC, DC

3. Temperatuer Range: —25C~+85C
4. Contact Resistance: 10mQ Max
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Insulation Resistance: 1000MQ Min
Withstanding Voltang: 1000V AC/minute
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I PIN Brass Tin—plated

Solder tads Brass Tin—plated
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D+0.20 R2501WE02A] 2.50 | 7.50 1 10.00 | 8.20
040 A2501WF03A] 5.00 | 10.00 | 12.50 | 10.70

A2501WF-04A| 7.50 12.50 | 15.00 | 13.20
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A2501WF-05A| 10.00 | 15.00 | 17.50 | 15.70
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A2501WF-06A| 12.50 | 17.50 | 20.00 | 18.20

A2501WF-07A| 15.00 | 20.00 | 22.50 | 20.70

A2501WF-08A| 17.50 | 22.50 | 25.00 | 23.20

A2501WF-09A] 20.00 | 25.00 | 27.50 | 25.70
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A2501WF-10A| 22.50 | 27.50 | 30.00 | 28.20
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ZoUE0E L0600 A2501WF-11A| 25,00 | 30.00 | 32.50 | 30.70

A2501IWF-12A| 27.50 | 32.50 | 35.00 | 33.20

PCB LAYOUT -
_— A2501WF=15A| 35.00 | 40.00 | 42.50 | 40.70
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