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NOTES :

1.Specification:
1>.0perating force: 1000gf Max
2>.0perating Temperature: —40° t0+85°

3>.Storage Temperature:: —40" to+85°

4>Mechanical Life: 3000cycles minimum
3 o 9>.Electrical Life: 2000cycles minimum
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RECOMMENDED P.C.B. LAYOUT (TOP VIEW)
TOLERANCE UNLESS INSPECTION
R RS A RAR
Number Part Name Material Finished OTHERWISE SPECIFIED COPY MEI;ongGuun Kingtek Industria Co., Ltd.
@ Actuator UuL94 Vo White 0 LEEEIZS O_A:GLE; ROJECTION (| TITLE
@ Cover uL94 VO Black 00+ 015 | 0% 1° _@_E_ BY DSIC SERIES PITCH 2.54mm
® Movable Copper Alloy 1u”"~3u"Gold [.000+ 0.10 [ .00+ 0.5 PRODUCT FAMILY DSIC_SERIES
O) Terminal Brass 1u”~2u"Gold ESIGN kathy _[2012/04/12|IPRAT NO. DSICO2LSGER
® Base uL94 Vo Black CEQZ“KNG FILE NO. _DSICO2LSGER—A
® Terminal Contact Brass 1u”~3u"Gold  [APPRO. sﬁE I l::lrlr;r IsgALE1 IS1H§|E” RI;:\V.
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