
● Package Information

● Features
VDS= 100V
ID= 2A
RDS(ON)≤ 240mΩ(VGS=10V)

● General Description
The  TNM03K100K uses advanced trench technology
and design to provide excellent RDS(ON) with low gate
charge. It can be used in a wide variety of applications.
The package form is SOT-23, which accords with the
RoHS standard.

● Pin Configurations

TNM03K100K
N-Channel Enhancement Mode Power MOSFET
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● Absolute Maximum Ratings (@TA=25°C unless otherwise noted)
Parameter Symbol Ratings Unit

Drain-Source Voltage VDSS 100 V

Gate Source Voltage VGSS ±20 V

Drain Current (Continuous) *AC ID 2 A

Drain Current (Pulse) *B IDM 5 A

Power Dissipation PD 1.25 W

Operating Temperature/ Storage Temperature TJ/TSTG -55~175 °C

● Thermal Characteristics
Parameter Symbol Ratings Unit

Thermal Resistance ,Junction-to-Ambient RθJA 100 °C/W

● Electrical Characteristics (@TA=25°C unless otherwise noted)
Parameter Symbol Test Conditions Min Typ Max Unit

Drain-Source Breakdown Voltage V(BR)DSS VGS=0V，ID=250uA 100 -- -- V

Zero Gate Voltage Drain Current IDSS VDS=100V，VGS=0V -- -- 1 uA

Gate Threshold Voltage VGS(TH) VDS=VGS，IDS=250uA 1.2 -- 2.5 V

Gate Leakage Current IGSS VGS=±20V，VDS=0V -- -- ±100 nA

Drain-Source On-state Resistance RDS(on) VGS=10V，ID=3A -- -- 240 mΩ

Forward Transconductance gfs ISD=1A，VDS=5V 1 -- -- S

Total Gate Charge Qg

VGS=10V，VDD=50V，ID=1.3A

-- 5.2 -- nC

Gate- Source Charge Qgs -- 0.75 -- nC

Gate- Drain Charge Qgd -- 1.4 -- nC

Tum-on Delay Time td(on)

VGS=10V，VDD=50V，ID=1.3A
RL=39Ω，RGEN=1Ω

-- 6 -- ns

Turn-on Rise Time tr -- 10 -- ns

Turn-off Delay Time td(off) -- 10 -- ns

Turn-off Fall Time tf -- 6 -- ns

Input Capacitance Ciss

VGS=0V，VDS=50V，f=1MHZ

-- 190 -- pF

Output Capacitance Coss -- 22 -- pF

Reverse Transfer Capacitance Crss -- 13 -- pF
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● Reverse Diode Characteristics (@TA=25°C unless otherwise noted)

Parameter Symbol Test Conditions Min Typ Max Unit
Continuous Diode Forward
Current IS VG=VD=0V , Force Current -- -- 2 A

Diode Forward Voltage VSD ISD=1.3A，VGS=0V -- -- 1.2 V

A: The value of RθJA is measured with the device mounted on 1in2 FR- 4 board with 2oz. Copper, in a still air environment with TA=25C. The value in any given

application depends on the user's specific board design.

B: Repetitive rating, pulse width limited by junction temperature .

C: The current rating is based on the t< 10s junction to ambient thermal resistance rating.
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● TYPICAL ELECTRICAL AND THERMAL CHARACTERISTICS

TNM03K100K
N-Channel Enhancement Mode Power MOSFET
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TNM03K100K
N-Channel Enhancement Mode Power MOSFET

Tape and Reel Specification 
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Marking Codes 

0102

1 2

3

Ordering Information

Part Number Working 
Voltage 

Quantity 
Per Reel Reel Size 

TNM02K100K 100V 3,000 7 Inch 


	空白页面
	空白页面



