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RECOMMENDED PCB LAYOUT
\OTES. TOLERANCE:+0.05
1. MATERIAL: .
1.1. HOUSING: HI—TEMP PLASTIC,UL94V—0,BLACK PAD
1.2. TERMINAL: COPPER ALLOY,T=0.15mm KEEP OUT AREA
1.3. LATCH: STAINLESS STEEL,T=0.15mm
2. FINISH :
2.1. TERMIANL: PLATED AU OVER ALL,
UNDERPLATED NICKEL.
2.2 LATCH:  PLATED AU OVER ALL, T~ — \ B
UNDERPLATED NICKEL. MANUFACTURE DG d /;ﬁt\o%cﬁuohﬂ xj%nﬁgui\ﬁtinﬁsﬂﬁcg&uﬂ
3. OP. Temperature: —40°C~+85°C m—
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DongGuan XunPu Electronics Co,Ltd
TITLE:
UNLESS OTHERWISE SIM CARD 6P H1.7%f
1 1200 9 10.8K 35%35%34 SPECIFED TOLERANCES Fre
PAR SIM—103—ARP6
ITEM |QTY/REEL|REEL/CARTON| QTY/CARTON | CARTON SIZE DWN
DECIMALS: | ANGLES: CHKD
X:£0.30 X2 APVD
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