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NOTES:
 
1. SUITABLE CONTACTS SEE BELOW DRAWINGS: 
 
    MQS 0.63mm(CLEAN BODY): 968220, 968221, 1534116, 1703282.
    SUITABLE WIRE SIZE FROM 0.35mm2 TO 0.75mm2,
    INSULATION OUTER DIAMETER RANGE FROM 1.2 TO 1.9mm.
    MQS 1.5mm(CLEAN BODY): 1241608
    SUITABLE WIRE SIZE FROM 0.75mm2 TO 1.5mm2,
    SUITABLE WIRE INSULATION OUTER DIAMETER RANGE FROM 1.4 TO 2.4mm.
 
2. SEALING PLUG P/N: 1394871-1(0.63mm), 1394872-1(1.5mm)
 
3. SUITABLE RETAINER P/N: 6-1355118-1. 
 
4. SUITABLE COVER P/N: 2137753-1/2, 6-1394908-1(7-1394908-3), 2300725-1
 
5. 0/2-2209544-1/9 CAN MATING WITH LEVER 2137752-1/6;
   1/3-2209544-1/9 CAN MATING WITH LEVER 2305001-1/6;
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