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1. FEATURES:

CND-TEK

2.ELECTRICAL SPECIFICATIONS @25C°
2.1 Turns Ratio （士5%): 1CT:1CT

2.2 OCL(uH Min) [100kHz/0.1V] With 10.BmA DC Bias : 180 

2.3 CWW(pF Max)@100KHz,0.1V:35 

2.4  DCResistance (Ω) max: 2.0 

2.5  Return Loss(dB Min):      - 23@1-40MHz

Insertion Loss (dB Max): 

2.7 HI-POT (Vrms): 

2.6  

1.1 Meets IEEE 802.3at Standards. 

1.2 Designed For 5G BASE-T Applications,Surface Mount Type. 

1.3 Operating Temperature Range: -40 °C to +85 °C.

1.4  RoHS Compliant. 

-0.5@1-50MHz
-1.0@50-125MHz
-2.0@125-250MHz 

-23+10*Log(F/40)@40-250MHz

1500



4. DIMENSIONS & MARKING:
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3. SCHEMATICS:

CND-TEK



6. Materials:
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5. Typical Impedance v.s. Frequency Curve:

CND-TEK
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No. Description Specification 

a. Upper Plate Ferrite 

b. Core Ferrite Core 

c Termination Tin (Pb Free) 

d Wire  Enameled Copper Wire 
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