
NOTE:
1 TECHNICAL PARAMETER：
1.1 RATINGS：1A/50V (DC AC)
1.2 CONTACT RESISTANCE：20MΩ MAX.
1.3 INSULATION RESISTANCE：100MΩ MIN
1.4 WITHSTAND VOLTAGE：500V AC/MINUTE
1.5 WORKING TEMPERATURE：-25°C TO +85°C
MATES WITH :P1010L SERIES HOUSING
POLES:02-20P
PART NO: M1010RSF-xxP

M1010RS-xxP

1.00mm Crimp Style Connectors
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