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Technical specification:

Inserts:

— No. of contact: 4

Rated current: 1A

Rated voltage: 50V

Rated impulse voltage: 0.8kV
Pollution degree: 3

Rated voltage acc.to UL: <30V
Insulation resistance: >10'%0
— Temperature range: —40C - +85C
— Flammability acc.to UL 94: VO
— Mating cycles: >500
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