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PART NAMENO. MATERIALQ'TY FINISH

Contact

Housing

Shell 1

1

1

SUS201 T=0.30mm Ni

LCP UL 94 V-0

AuC5191 T=0.20mm

Product Edge

TOLERANCE UNSPECIFIED ±0.05mm
RECOMMENDED  P.C.B. LAYOUT

B12 B9 A5 A12A9B5

SPECIFICATION:
  1. Material & Finish:See the list;
  2. Mechanical:
     2.1.Mating force:5-20Nf;
     2.2.Unmating force:6-20Nf;
     2.3.Durability:3000 Cycles;
  3.Electrical:
     3.1.Current Rating:3A Max.;
     3.2.Voltage Rating:20V Max.;
     3.3.Dielectric Withstanding volage:100Vac;
     3.4.Contact resistance:40m Ohms Max.;
     3.5.Insulation Resistance:100M Ohms Min.;
  4.Environmental:
     4.1.Operating temperature:-40°C~+85°C;

     4.2.Salt Spray Test:24H Min.(No oxidation or rust);
     4.3.Wetting Temperature:265±5°C,5±0.5s
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