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4 e a B G-Switch Specification:

1.0Operating temperature range: -40 Cto+85C
2.Rating: 50mA.12V DC

P.C.B LAND DIMENSION 3.Insulation resistance: 100MQ min.100V DC
4 .Dielectric strength: 250V AC for 1 min
5.Contact resistance: 100m Q max.
6.Travel:0.3x0.1Tmm
[/ .Water Resistance: [PX7

Molde Code: GT-TC205A-H044-L3

Title: IPX7 Tact Switch 6.3x6.2x4.3+H4.4mm
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