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RECOMMENDED PCB LAYOUT

   安装尺寸图
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LAND PATTERN PLAN

电路板焊盘参考图

焊锡禁止区
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CIRCUIT  DIAGRAM

回路图

Specifications

规格

Rating：DC12V 50mA

额定负荷：DC12V 50mA

Contact Resistance:500mΩ max

接触电阻：500mΩ max

Insulation resistance:DC100V 60S 100MΩ min

绝缘电阻：DC100V 60S 100MΩ min

Dielectric strength:AC250V(50~60HZ)60S min

抗电强度：AC250V(50~60HZ)60S min

Operation force：160±50gf

操作力：160±50gf

Operating Life：500,000 cycles

寿命：500,000 cycles

Travels：0.12±0.05mm

行程：0.12±0.05mm

Operating Temperature range：-40℃~﹢90℃

使用温度范围：-40℃~﹢90℃

Waterproof grade：IP67

防水等级：IP67
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