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Features 

-  For surface mounted applications in order to optimize board 

   to optimize board space 

- Low profile package  

- Typical failure mode is short from over-specified voltage or current 

- IEC-61000-4-2 ESD 30kV(Air), 30kV (Contact) 

- Meet MSL level1, per J-STD-020, lead-frame maximum peak of 260°C 

 
Applications 

TVS devices are ideal for the protection of I/O Interfaces, VCC bus and other 
vulnerable circuits used in Telecom, Computer, Industrial and Consumer electronic 
applications. 

 

Function Diagram 
 

 
 
 
 
 

 
Maximum Ratings and Thermal Characteristics 
(TA=25OC unless otherwise noted) 

Parameter Symbol Value Unit 

Power Dissipation on Infinite Heat 

Sink at TL=50OC 
PD 6.5 W 

Peak Forward Surge Current, 8.3ms 

Single Half Sine Wave (Note 1) 
IFSM 300 A 

Maximum Instantaneous Forward 

Voltage at 50A for Unidirectional Only VF 
3.5/5 V 

Operating Temperature Range TJ -65 to 150 °C 

Storage Temperature Range TSTG -65 to 175 °C 

Typical Thermal Resistance Junction 

to Lead 
RθJL 15 oC/W 

Typical Thermal Resistance Junction 

to Ambient 
RθJA 75 oC/W 

 

 

 

 

 

 

 

Notes: 

1. Measured on 8.3ms single half sine wave or equivalent 

square wave for unidirectional device only, duty cycle=4 per 

minute maximum. 
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Characteristics (T =25°C unless otherwise noted) 

Part Number 

(Uni) 
Marking 

Reverse 

Stand off 

Voltage VR 

(Volts) 

Breakdown Voltage VBR 

(Volts)@IT Test Current 

IT (mA) 

Maximum 

Clamping 

Voltage VC 

@ 8/20µS I 

pp (V) 

Maximum 

Peak Pulse 

Current I pp 

@ 8/20µS (A) 

Maximum 

Reverse 

Leakage IR @ 

VR (µA) 
MIN MAX 

3.0SMC20A  20.0 22.20 24.50 1 42 570 1 

3.0SMC24A  24.0 26.70 29.50 1 51 520 1 

3.0SMC28A  28.0 31.10 34.40 1 59 470 1 

3.0SMC30A  30.0 33.30 36.80 1 62 420 1 

3.0SMC33A  33.0 36.70 40.60 1 70 365 1 

 
 

I-V Curve Characteristics 

 

                

PPPM    Peak Pulse Power Dissipation -- Max power dissipation 

VR          Stand-off Voltage -- Maximum voltage that can be applied to the TVS without operation 

VBR        Breakdown Voltage --  Maximum voltage that flows though the TVS at a specified test current (IT) 

VC          Clamping Voltage -- Peak voltage measured across the TVS at a specified IPPM  (peak impulse current) 

IR            Reverse Leakage Current -- Current measured at VR 

VF           Forward Voltage Drop for Uni-directional 
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Ratings and Characteristic Curves (T =25°C unless otherwise noted) 
 

                                                                                                                                

 

 

 

 

 

 

 

 

 

      Figure 1.  Peak pulse power derating curve                                               Figure2.  Pulse waveform 

             
                                                                                                       
 
 
 
 
 
 
 
 
 
 
 
 

Figure 3.   Peak pulse power rating curve                                                         Figure 4.   Maximum non-repetitive surge current 
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Soldering Parameters                                                       Soldering profile 

 
 

 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 

Reflow Condition 
Lead–free 
assembly 

 
Pre Heat 

- Temperature Min (Ts(min)) 150°C 

- Temperature Max (Ts(max)) 200°C 

- Time (min to max) (ts) 60 – 180 secs 

Average ramp up rate (Liquidus Temp (TA) 

to peak 
3°C/second max 

TS(max) to TA - Ramp-up Rate 3°C/second max 

 

Reflow 
- Temperature (TA) (Liquidus) 217°C 

- Time (min to max) (ts) 60 – 150 seconds 

Peak Temperature (TP) 260+0/-5 °C 

Time within 5°C of actual peak 

Temperature (tp) 
20 – 40 seconds 

Ramp-down Rate 6°C/second max 

Time 25°C to peak Temperature (TP) 8 minutes Max. 

Do not exceed 260°C 
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Dimensions  

 

 

 
 
 
 
 
 
 
 
 
 
 
 
 
 



  

 

SEMICON CHAMPION 

Quality | Customer Focus Surface Mount 3.0SMC Series 

Jiangsu Semicon Champion Microelectronics Co., Ltd. 

 
6 / 7 

 
 

Part Numbering                                                                         Part Marking 

                                                                                                                               

3.0SMC  xx  xx 

 
                                                                                        
 

 

 
 
 
 
 

Packing 

 
 

 

 
 

 
 
 

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

Part number Package name Small packing quantity Packing method 

3.0SMCXXXX DO-214AB 3000 Tape & Reel 

A: Uni-directional 

CA: Bi-directional 

Reverse Standard off Voltage VR 

Product series 

 xxx 

Product Type Marking Code 

Cathode band 

(for uni-directional products only) 
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Tape and Reel Specification 

 

 
 

Symbol Millimeter 

A 16.00±0.10 

B 4.00±0.10 

C 8.00±0.10 

D 1.55±0.05 

E 330.20±2.00 

F 19.70±2.00 

G 13.30±0.30 

 
 

Revision history of Specification 

 

Version Change Items Effective Date 

1.0 Initial Release 13-Aug-2021 

   

 
 
 

 


