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3:1 3.96mm PITCH

90° WAFER

A0 NEW RELEEASE 2005.05.10
REV DESCRIPION DATE       A3963WR-XP

Current Rating: 10A AC,DC(AWG #16)
Voltage Rating: 250V AC,DC
Temperature Range: -40°C ~ +105°C
Contact Resistance: 10mΩ Max
Insulation Resistance: 1000MΩ Min
Withstanding Voltage: 1500V AC/minute
Pin Material: Brass/Tin over Nickel
Material: Nylon 66,UL94V-0(White)

SPECIFICATIONS:
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Ordering Information & Dimensions
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