Specifications:
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Voltage rating:50V AC/DC
HEEE: 50V AC/DC

0.5 [0.01 9] | Current rating:0.5A AC/DC
i Hift: 0.5A AC/DC
| 0.2 [0 007] ‘ H+0.3 3 Withstanding voltage:200V AC/minute
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B 1 1 2.Category:F-Female
3.Welding Board Angle:V-Straight 180°
A 4 Welading Way:S-SMT
5.Row No.Pin No:XX-10-80P

6.Height:A=1.5mm ; B=2.0mm; C=2.5mm
7 Material:LP-LCP UL 94V-0
8.Plating:V01-Gold Flash
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0.5mm BTB Style Connector
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