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MODEL NAMETom Jerry

ECN BO. DESCRIPTION.

new

REV.

A

SCALT: 1/2

2015/5/3

瀚源

HanElectricity Co.,LTD

NOTES:

Voltage Rating:250V AC/DC

Current Rating:3.0A AC/DC

Dielectric Withstand Voltage:500V AC/minute

Contact Voltage:20MΩ Max.

Insulation Voltage:1000MΩ Min

Operation temperature:-40°C to +105°C  

Insulator Material:Polyester.UL94V-O

Contact Material:Brass

Contact Plating:AuorSn Plated on Nickel Overall
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