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MATERIAL

[Insulator Material: Polyesetr,UL94V-0
Nylon-6T

Contact Material: Phosphor Bronze(C5191)

Contact Plating:Gold /Tin over Nickel

Color:Black

SPECIFICATION

Current Rate:1Amp

Contact Resistance:20mQ MAX.at DC 1A
Insulation Resistance:1000MQ MIN.atDC500V
Dielectirc Strength: AC500V PER minute
Operation Temperature:-40°to+105°
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