
技术说明：
Craft specifications

  1.材质 Material:Metal part,H62-Y2，Brass Tin/Plated;
                    Plastic part,PA66,UL94V-0.

    2.铜针固定力 Pin retention Force ≥12N

    3.额定电流 Current rating: 3.0A AC,DC

    4.额定电压 Voltage rating: 250V AC,DC

    5.温度范围 Temperature range:-25℃  to 85℃

    6.接触电阻 Contact resistance:≤10 mΩ

    7.绝缘电阻 Insulation rasistance:≥1000 MΩ

    8.耐压 Withstand voltage: 800V AC/minute
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