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Size 2520
Common Mode Filter
SCM Series 

Dimensions: [mm]

Electrical Properties: 
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SCM2520-301R

SCM2520-451R

SCM2520-601R
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FEATURES
■

■

■

■

High common mode impedance for outstanding noise suppression 
performance.
Realize small size and low profile.0*0*2mm
Operating temperature -40~+125℃
Excellent solderability

FEATURES
■

■

■

USB2.0 lines for PC, TV, Peripheral equipments
Standard signal lines
Audio lines



Typical Electrical Characteristics:
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