Multilayer Chip LC Diplexer — SLFD Series
Operating Temp. : -40C~+85C

FEATURES

® Small and low profile enables high density mounting
® Low insertion loss & high attenuation

® Excellent solderability

APPLICATIONS
e Mobile communication system, such as GSM, DCS, PCS, etc.
o Bluetooth, WIFI, WLAN, LNB, etc.
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SLFD LC Diplexer 18 [0603] 1.6x0.8 2R450G 2450.0MHz
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SHAPE AND DIMENSIONS
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SHAPE AND DIMENSIONS
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SPECIFICATIONS

SLFD18 TYPE
Max.
. Max. IL in Ripple in . . .
Part Number Characteristic | Frequency FreeuEney BW BW VSWR in | Min. Atterluatlon
Impedance Range (@ 25°C) (@ 25°C) BW (@257C)
(@25°C)
Units Q = MHz dB dB = dB
. 2400~2500 1.0 0.5 2.0 -
Fre 3‘2’nc 4800~6000 i i i 18
;;Z?gg' i ey 2 200~7500 - - - 18
) , 2400~2500 - - - 18
01T High
4900~5900 1.6 1.0 2.0 -
Frequency
9800~11800 - - - 15
. 2400~2500 1.0 0.5 2.0 -
fre 3ch 4800~6000 i i i 18
;;Z?gg' i ey 2 200~7500 - - - 18
) , 2400~2500 - - - 18
02T High
4900~5900 1.6 1.0 2.0 -
Frequency
9800~11800 - - - 15
Low 2400~2500 0.7 - 1.9 -
;;Z?gg' 5 Frequency | 4900~5900 - - - 10
03T i High 2400~2500 - - - 15
Frequency 4900~5900 0.8 - 1.9 -
. 1570~1610 0.75 - 2.0 -
Fro 3ch 2400~2500 ] - ; 12
;;Z?gg' i Uy T 1900~6000 - - - 12
) 1570~1610 - - - 20
04T High
2400~2500 0.8 - 2.0 -
Frequency
4900~6000 0.5 - 2.0 -
. 1570~1610 0.75 - 2.0 -
Fro 3‘;"nc 2400~2500 ] i ; 12
;;Z?gg' i Uy T 1900~6000 - - - 12
) 1570~1610 - - - 20
05T High
2400~2500 0.8 - 2.0 -
Frequency
4900~6000 0.5 - 2.0 -
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SPECIFICATIONS

SLFD18 TYPE
. . . Max.
Part Number Characteristic | Frequency Frequency Ma;.V:IL n er;p\;\el n VSWRin | Min. Attennuation
Impedance Range (@ 25°C) (@ 25°C) BWO (@257C)
(@257C)
Units Q - MHz dB dB - dB
2400~2500 0.5 - 2.0 -
3600~3750 - - - 10
50 Low 4800~5000 - - - 20
Frequency
7200~7500 - - - 10
9600~10000 - - - 10
SLFD18- 860~960 - - - 30
2R450G- 1545~1605 - - - 25
06T 1710~1990 - - - 25
High 2170 - - - 30
Frequency 4900~5950 0.6 - 2.1 -
8100~8800 - - - 10
8820~9800 - - - 15
9800~11800 - - - 25
2400~2500 2.6 - 2.0 -
824~915 - - - 25
Low 1545~1610 - - - 25
SLFD18- Frequency 1710~1910 - - - 20
2R450G- 50 4800~5000 30
07T 7200~7500 - - - 20
. 824~2500 - - - 20
High 4900~5850 1.2 - 2.0 -
Frequency
9800~11900 15
2400~2500 2.6 - 2.0 -
824~915 - - - 25
Low 1545~1610 - - - 25
SLFD18- Frequency 1710~1910 - - - 20
2R450G- 50 4800~5000 - - - 30
08T 7200~7500 - - - 20
. 824~2500 - - - 20
High 4900~5850 1.2 - 2.0 ]
Frequency
9800~11900 - - - 15
2400~2500 0.5 - 2.0 -
3600~3750 - - - 10
Low 4800~5000 - - - 20
Frequency
7200~7500 - - - 10
9600~10000 - - - 10
SLFD18- 860~960 - - - 30
2R450G- 50 1545~1605 - - - 25
09T 1710~1990 - - - 25
High 2170 - - - 30
Frequency 4900~5950 0.6 - 2.1 -
8100~8800 - - - 10
8820~9800 - - - 15
9800~11800 - - - 25
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SPECIFICATIONS
SLFD21 TYPE

- Max. ILin | Ripplein Max. . .
Part Number Characteristic | Frequency Freateney BW BW VSWRin | Min. Attenouatlon
Impedance Range (@ 25°C) (@ 25°C) BW (@25°C)
(@257C)
Units Q - MHz dB dB - dB
2400~2500 0.5 - 2.0 -
Low 3400~3800 - - - 18
Frequency 4800~5000 - - - 30
SLFD21- 7200~7500 - - - 30
2R450G- 50 2400~2500 - - - 25
02T . 3400~3800 - - - 17
High
Frequency 5150~5850 0.7 - 2.0 -
10000~12000 - - - 20
15000~18000 - - - 10
824~915 - - - 28
1545~1610 - - - 28
1710~1990 - - - 24
Low 2110~2170 - - - 18
Frequency
SLFD21- 2400~2500 2.4 - 2.0 -
2R450G- 50 4800~5000 - - - 27
03T 7200~7500 - - - 20
1545~1610 - - - 25
High 2400~2500 - - - 25
Frequency 5150~5850 1.2 - 2.0 -
10300~117000 - - - 20
824~915 - - - 28
1545~1610 - - - 28
1710~1990 - - - 24
Low 2110~2170 - - - 18
Frequency
SLFD21- 2400~2500 2.4 - 2.0 -
2R450G- 50 4800~5000 - - - 27
04T 7200~7500 - - - 20
1545~1610 - - - 25
High 2400~2500 - - - 25
Frequency 5150~5850 1.2 - 2.0 -
10300~117000 - - - 20
2400~2500 0.5 - 2.0 -
Low 3400~3800 - - - 18
Frequency 4800~5000 - - - 30
;Z?gé: 50 7200~7500 - - - 30
05T 2400~2500 - - - 25
High 3400~3800 - - - 17
Frequency 5150~5850 0.7 - 2.0 -
10000~12000 - - - 20
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SPECIFICATIONS
SLFD21 TYPE

. Max. ILin | Ripple in Max. . .
Part Number Characteristic | Frequency Eroquency BW BW VSWR in | Min. Attenouatlon
Impedance Range (@ 25°C) (@ 25°C) BW (@25°C)
(@25°C)
Units Q - MHz dB dB - dB
824~915 - - - 30
1545~1610 - - - 28
1710~1990 - - - 24
Fre:ﬁ‘;"ncy 2110~2170 - - - 20
SLFD21- 2400~2500 2.4 - 2.0 -
2R450G- 50 4800~5000 - - - 30
06T 7200~7500 - - - 30
1545~1605 - - - 25
High 2400~2500 - - - 25
Frequency 5150~5850 1.2 - 2.0 -
10300~11700 - - - 20
824~915 - - - 30
1545~1610 - - - 28
1710~1990 - - - 24
Fre:ﬁ‘g’ncy 2110~2170 - - - 20
SLFD21- 2400~2500 2.4 - 2.0 -
2R450G- 50 4800~5000 - - - 30
o7T 7200~7500 - - - 30
1545~1605 - - - 25
High 2400~2500 - - - 25
Frequency 5150~5850 1.2 - 2.0 -
10300~11700 - - - 20
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