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Vo1 lo1 (mV) uF
TAS15-5-W 85~265VAC 5.05 3 50 80% 4700
TAS15-12-W 85~265VAC 12 1.25 100 82% 3300
TAS15-15-W 85~265VAC 15 1 100 83% 2200
TAS15-24-W 85~265VAC 24 0.63 100 84% 1000
TAS20-5-WH 85~265VAC 5.05 4 50 82% 4700
TAS20-12-WH 85~265VAC 12 1.67 100 82% 3300
TAS20-15-WH 85~265VAC 15 1.33 100 83% 2200
TAS20-24-WH 85~265VAC 24 0.83 100 85% 1000
TAD15-5-W 85~265VAC 5.05 -5 1.5 1.5 50 80% 4700
TAD15-12-W 85~265VAC 12 -12 0.63 0.63 100 82% 3300
TAD15-15-W 85~265VAC 15 -15 0.5 0.5 100 82% 2200
TAD15-24-W 85~265VAC 24 =24 0.31 0. 31 100 82% 1000
TAD15-0505-WI 85~265VAC 5.05 5 2.9 0.1 50 80% 4700
TAD15-0512-WI 85~265VAC 5.05 12 2.8 0.1 50 80% 3300
TAD15-0515-WI 85~265VAC 5.05 15 2.7 0.1 50 80% 2200
TAD15-0524-WI 85~265VAC 5.05 24 2.5 0.1 50 80% 2200
TAD15—-05H05-WI 85~265VAC 5.05 5 2.8 0.2 50 80% 4700
TAD15-05H12-WI 85~265VAC 5.05 12 2.5 0.2 50 80% 3300
TAD15-05H15-WI 85~265VAC 5.05 15 2.4 0.2 50 80% 2200
TAD15-05H24-W1 85~265VAC 5.05 24 2 0.2 50 80% 2200
TAD15-05V05-WI 85~265VAC 5.05 5 2.5 0.5 50 80% 4700
TAD15-05V12-WI 85~265VAC 5.05 12 1.8 0.5 80 82% 3300
TAD15-05V15-WI 85~265VAC 5.05 15 1.8 0.4 100 82% 2200
TAD15-05V24-WI 85~265VAC 5.05 24 1.6 0.3 100 82% 2200
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