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REV | LOCATIONS DESCRIPTION DATE REVISER | APPD

1. Dimension: Change 2.62 into 3.25mm .,
1| A |2 Part No. Change FRU4598 into FRi45050 | O1/WN/18 | Vandy | Eric

SPECIFICATIONS

Electrical
Current Rating: 1.5A AC(rms)/DC
Voltage Rating: 125V AC(rms)/DC
Contact Resistance: 40 mQ Max
Insulation Resistance: 1000 MQ Min / DC 500V
Withstanding Voltage: 1000V AC r.m.s
Operating Temperature: —20°C~+75°C

LEFT RIGHT Durability: 750 Cycles Min.
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SPECIFICATIONS
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