
P2501L-xx-N0

2.50mm Crimp Style Connectors

SPECIFICATIONS
1.Voltage�rating:�250V�AC,�DC
2.Current�rating:�3A,�AC,�DC
3.Withstanding�Voltage:�1000V�AC/minute
4.Insulation�resistance:1000MΩ �min
5.Temperature�range:�-25° C~ +85° C
6.Contact�resistance:�10mΩ �max
HOUSING�
Housing�Material:�Nylon66�UL94V-0(2)
Mates�with:�M2501F�series�header
Poles�:�02-20P
PartNo.:P2501L-xx-N0

Pin位数


