Technical Data

Pin(outer sleeve):Brass,machined CuZn38Pb2
Clip(Contact 4 Finger):Beryllium copper,heat teated
Insulator:PBT UL94V-0 colour:black

Tin Plated:2um/80u"NI,5um/200u"Sn

Gold Plated:2um"/80u"Ni,GF

Current rating:3Amps
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X5621FVS-2*XX-C1524D1988 | PBT 94V-0 Brass Gold 14" X5621F
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