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@ @ NO.| Operating Type | Part No. |Operating force| Travel
1 [Push To Lock [mk-essoms—1| 250+50gf |2.00.2 G
2 |fiusn Mo Sound li_gssons-2| 250+50gf | 2.0+0.2
© Spring 1 SuUs Natural
@ Crochet Needle| 1 SUS Natural H
® Terminal 6 Brass Silvering
@ Reed 2 |Phosphorus Copper| Silvering
© Button 1 PBT White B
Cover 1 PBT White
® Base 1 PBT Black I
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