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Cap. 
(120Hz)

Cap. 
Tol.
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Volt.

Surge 
Volt.

Oper. 
Temp.

Nominal 
Case Size

Leakage 
Current

D.F.
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 ESR
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Normal 
service life

（uF) (%) (V-DC) (V-DC) (℃) D*L(mm) Max(uA) () （Ω

RC
120HZ 

（Arms) ） (Hours)

±2470 0 450 500 -25∽105℃ 35*30 1379 0.20 1.50 /
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KNSCHA Snap-in Type Aluminum Electrolytic Capacitors

KNSCHA P/N

PRODUCT CHARACTERISTICS

◆KNSCHA STH Series
Snap-in Terminal Type Aluminum Electrolytic Capacitors,105°C Standard

152EC0327

定制品
丝印SMO 咖啡色银字



  

PART NAME

AL RIVET

TERMINAL

BAKE LITE

AL TAB 

AL CASE

ANODE FOIL

CATHODE FOIL

SEPARATOR

ADHESIVE TAPE 

ALUMINUM 99.9% OVER

MATERIALS

ALUMINUM 99.9%

SPCC

RUBBER+PAPER LAMINATE

INSULATION PAPER

POLY PROPYLENE FILM

 SLEEVE
INK

P.E.T  (Polyethylene Terephthalate Resin)

ALUMINUM 99.5%

FORMED ALUMINUM 99.9% OVER

FORMED ALUMINUM 98.4% OVER

BOTTOM PLATE(Φ20↑)

SAFETY VENT

ELEMENT

AL CASE

VINYL SLEEVE

BAKE LITE

TERMINAL

AL RIVET

AL TAB

CATHODE FOIL

ANODE FOIL

ADHESIVE TAPE

SEPARATOR

AL TAB

LARGE SIZED TYPE CAPACITORS COMPONENT
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