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Features Mechanical Characteristics
◆ UItra low capacitance: 1 pF(Max)
◆ UItra low leakage: nA level
◆ Low operating voltage: 5.5V
◆ Low c lamping voltage
◆ Complies w ith following standards:

- IEC 61000-4-2 (ESD) immunity test
Air discharge:±20kV
Contact discharge: ±15kV

-IEC61 000-4-4 (EFT) 40A (5/50ns)
◆ ROHS Compliant

Application

◆ Package: SOT363
◆  Lead Finish: Matte Tin

◆ Case Mater ial : "Green Mo lding Compound.
◆ UL Flammability Classification Rating94V-0 

◆ Moisture Sensitivity:Level 3 perJ-STD-020

s

◆ USB 2.0 and USB 3.0 Ports
◆ USB OTG
◆ Digita l video interface(DVI)
◆  Monitor and Flat Pane l Displays
◆ PCl Express and Serial SATA Ports
◆ Gigabit Ethernet
◆ IEEE 1394 firewire ports
◆ Consumer products (STB,DVD,DSC, DVC

… )

Ordering Information
Part Number Reel SizeQty per Reel

3000TPD4S009DCKR 7”

Dimensions and Pin Confiquration
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